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ø 24

WS24

~140

ø 12

Thermocouple

Protective tube material

Length of protective tube / length of taper

1.4571

D1 - 140 mm / 45 mm
D4 - 200 mm / 65 mm

1 x Type K (NiCr-Ni) acc. to DIN EN 60584
Protective tube material

Application:
Thermocouple with exchangeable
measuring insert, for welding in,
for high operating pressure

Degree of protection
IP 54 acc. to DIN EN 60 529

Measuring range
0°C to +800 °C

Order example

TE257-Exi-D4

Protective tube
Form 4 acc. to DIN 43722

Implementation
ATEX II 1/2 G Ex ia IIc T5 Ga/Gb


