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RS Stock | Sheath Area Approx | Conductor | Nom | Nom | Max | AWM | Max*

no. Colour | (sg.mm) AWG nom. (mm) rit Diam | Temp | Style | Amps
(mm) | (mm) “c MNo.

516-8094 Red 25 4 186/0.4 1.6 10.6 105 1283 136

516-8117 | Green/ 25 4 196/0.4 1.6 10.6 105 1283 136
Yellow

628-5291 Mid- 10 & a0/0.4 1.2 6.8 105 1028 75

Blue

628-5314 Red 10 & 80/0.4 1.2 6.8 105 1028 75

628-5320 | Black 10 2] a0/0.4 1.2 6.8 105 1028 75

628-5336 | Yellow 10 & a0/0.4 1.2 6.8 105 1028 75

628-5342 | Black 16 5] 115/0.4 1.6 a3 105 1283 100

628-5358 | Green/ 10 2] a0/0.4 1.2 6.8 105 1028 75
Yellow

628-5364 Mid- 16 5] 115/0.4 1.6 i 105 1283 100

Blue
628-5370 Red 16 5] 1.6 105 1283 100
115/0.4 8.3

628-5386 | Yellow 16 6 115/0.4 1.6 8.3 105 1283 100

626-5409 | Green/ 16 & 16 105 1283 100
Yellow 115/0.4 8.3

628-5421 Red 25 4 196/0.4 16 10.6 105 1283 136

626-5465 | Green/ 25 4 196/0.4 16 10.6 105 1283 136
Yellow

628-5493 | Brown 10 & 80/0.4 1.2 6.8 105 1028 75
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RS Stock | Sheath Area Approx | Conductor | Nom | Nom | Max | AWM | Max*
no. Colour | (sg.mm) AWG nom. (mm) rit Diam | Temp | Style | Amps
(mm) | (mm) °K No.

628-5516 Grey 10 8 80/0.4 1.2 6.8 105 1028 75

906-2694 Dark 0.5 22 16/0.2 0.8 26 105 1015 11
Blue

906-2701 Dark 1.5 16 30/0.25 0.8 3.3 105 1015 21
Blue

906-2704 Dark 0.75 20 24/0.2 0.8 2.8 105 1015 14
Blue

906-2707 Dark 1 18 32/0.2 0.8 3.0 105 1015 17
Blue

906-2710 Dark 25 14 50/0.25 0.8 3.7 105 1015 30
Blue

906-2713 Dark 4 12 56/0.3 0.8 4.3 105 1015 41
Blue

9062717 Dark 6 10 84/0.3 0.8 51 105 1015 53
Blue

906-2726 Dark 10 8 80/0.4 1:2 6.8 105 1028 75
Blue

906-2729 Dark 16 6 115/0.4 1.6 8.3 105 1283 100
Blue
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	RS Pro / 黄色三级电缆、 16mm² csa 、 600V 、 100A 、 100m

