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IR Temperature Specifications

EAREHE

IR TEMP Range -20ta 200 C (-4 to 392 F)
Response time less than 500 ms
Emissivity fixed for 0.95

Optical Resolution

0j3 = 8:1 (D= distance, 5= spot)

200 -1°C (4 to-31°F)

+5°C(9°F)

Accuracy (of reading)

0°CI32°F

+1'C1.8°F

1to 200 °C 33 to 392 °F)

+2% +2°C (3.6°F)

(Over range Indication

LCO will show *-—-*

Resolution

0.1°CI D.1°F

Laser power

Output < 1 mw

Moisture Meter Specifications

Function Range Repeatability
Pinless Moisture 0-899.9% +0%
Ext.Pin Moisture 0-899.9% +h%

+0.5°c /0.9°f
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