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Size 8 (Zx):

Size 17 (Zx):

— gestanzt / stamped

Size 16 (Lx):
gestanzt / stamped

Beurel beinhalter folgende Einzeltelle:
FPackaging includes following single parfs:

Konfakte in separaften Beufel beigelegr
contacts aftrached in separafre poly bag

omm? - VNOZ 036 0026 6

(AWG 12-14). AT62-12-0166 (nickel plated)

(AWG 18-20). AT62-16-0627 (nickel plated)

end ferrule

Wellschlauchadapter
corrugated pipe adaprer

Buchseneinsaftz kompleft (Konfakt Pin 5 vormontiert)
female insert assembled (contact pin 5 pre-assembled)

VNOZ 036 0026 6

Alle fechnischen Dafen wurden unfer Laborbedingungen ermiftelt und konnen im Praxisbefrieb abweichen
s handelt sich bel den Angaben weder um Beschaffenheifs- noch um Haltbarkeitsgarantien

All Technical data have been measured in a laboratory environmenf and can be differenf auring practical usage of the product
Any product information is for descriplive usage only and nof legally binding parficulary the informafion
does nof constifute or provide any legal quaranfees (“Beschaffenheifsgarantie” or “Haltbarkeifsgarantie”)

AT62-17-0166

AT672-16-0677

(M 2:1)

Weitergabe sowie Vervielfaltigung dieser Unterlage Verwertung
und Mitteilung ihres Inhalts nicht gestattet, sowert nicht
ausdrucklich zugestanden  Zuwiderhandlungen verpflichten

7y Schadenersatz. Alle Rechte fur den fall der Patenterteilung
oder Gebrauchsmuster-Eintragung vorbehalten

Copying of this document and giving 1t to others and the use

or communication of the contents thereof, are forbidden with-

out express authority. Offenders are liable fo the payment of
damages All rights are reserved in the event of the granf of
a patent or the registration of the utility model or design

Werkstoff Kontakffrager

Palyamid schwarz, UL9LV-0

| 7 § 1 7 | 2 | /
Palzahl
number of confacts k]
/x Size 8
Kontakfe 7x Size 17
contacts Lx Size 16
Ix Size 16 uberbruckt [/ bridged .
Bemessungsspannung (UIN EN 60664 -1) 2LDC
Rated voltage (DIN EN 60664-17)
Strombelastbarket ber +40°C ,
lalle Kontakte belastel] 2xkoh (6mm?)
- . _ o 2x15A (2,5mm?)
urrent carrying capacity ar 40°C LxSA(0.5mme)
(all contacts under load) ’ -
Max. Strombelastbarkelf
der Kontakfe ber +40°C 2x50A  (6mm?)
max. current carrying capacity 2x25A (2,5mm?)
z far Wellschlauch NW17 o confacle Al 0t
. : Verschmuftzungsgrad
- for corrugated pipe NWT/ Pollution degree 3 .
[ = Temperafurbereich -40°C bis +125°C
& | lemperature range -40°% up to +25/°F
== —— -
v = Schutzgrad P67 | IP6KIK (gesteckt)
== protection class P67 / IP6K9K (mated)
— - @ ! . i Mechanische Lebensdauer >100 Steckzyklen ]
Mechanical operafions >100 mating cycles
e — . Werksftoff Dichtungen NBR, Silikon
<1Cgi: ‘ material gaskerls NBR, silicone
' = Werkstoff Gehause Palyamid schwarz, UL94LV-0
132 material housing polyamide black, UL94V-0
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D
material housing polyamide black, UL94V-0
Werksftoff Wellrohradapfer Palyamid schwarz, UL9LV-0
material corrugated pipe adapter polyamide black, UL94V-0
Werkstoff Kontakfe + Oberflache Kupferlegierung, vernickelt
material confacls + surface copper alloy, nickel plafed
Verriegelung Ba jonefrt N
locking Bayoner
Stecker nach 1SO 117837
connector acc. to ISO 117657
Version frel konfekfionierbar mit Wellrohradapter ¢
(Wellschlauch wird nicht mitgeliefert)
version free assembly with corrugated pipe adaprer
(corrugated pipe nof included)
8
Crimpausrustung siehe Montageanleifung
- N 272 000 0028 (6mm?)
equipmen’ for crimping according fo assembly instruction —
- N 22 000 0028 (6mm?)
A
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