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USB3AUxMRS

Slim Micro USB 3.0 Cable - M/M - Right-Angle Micro-USB

SIDE VIEW

BACK VIEW
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ITEM DESCRIPTION

1

Q'TY

4

PVC MOLDING HOUSING, BLACK 2

3 1

1

USB 3.0 TYPE A MALE CONNECTOR, METAL SHELL NICKEL PLATED, INSULATOR, BLUE

OD:4.8±0.2 3

1

USB 3.0 MICRO B MALE CONNECTOR, METAL SHELL NICKEL PLATED, INSULATOR, BLACK 
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FRONT VIEW

2

USB CABLE, (30AWG*1P+D+AL+M)*2P+30AWG*1P+22AWG*2C +F+AB, DOUBLE SHIELDED, BLACK  
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ID

PART NUMBER         LENGTH
USB3AU50CMRS     L=500±30
USB3AU1MRS          L=1000±50
USB3AU2MRS          L=2000±50
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