SIEMENS

Data sheet 6GK1905-0AB10
product type designation SpliT Connect M12 Outlet
product description M12 outlet A-coded

PROFIBUS PA SpliTConnect M12 outlet; insert element for direct connection of
PROFIBUS PA field devices to the SpliTConnect TAP via M12 connection
(rotatable outlet) 1 pack=5 units.

transfer rate
transfer rate
e with PROFIBUS PA 31.25 kbit/s

ambient conditions

ambient temperature

e during operation -40 ... +85 °C

e during storage -40 ... +85°C

e during transport -40 ... +85 °C
protection class IP 1P67

product features, product functions, product components / general

product feature
o silicon-free Yes

internet link
e to web page: selection aid TIA Selection Tool http://www.siemens.com/tia-selection-tool
e to website: Industrial communication http://www.siemens.com/simatic-net
e to website: Industry Mall https://mall.industry.siemens.com
o to website: Information and Download Center http://www.siemens.com/industry/infocenter
e to website: Image database http://automation.siemens.com/bilddb
e to website: CAx-Download-Manager http://www.siemens.com/cax
e to website: Industry Online Support https://support.industry.siemens.com
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