
Spec-00310  P

Panels and Panel accessories  Panels for enclosures

EQUIPMENT PROTECTIONSUBJECT TO CHANGE WITHOUT NOTICEaccessories7

Panels for tyPe 3r, 4, 4x, 12 and 13 enclosures
Steel panels are 12 gauge, finished with white polyester powder paint or a conductive, corrosion-resistant coating. Larger panels have 
flanges on two or four sides. Some larger steel panels are 10 gauge and include extra holes for panel lifting. Aluminum panels are 5052-
H32 aluminum alloy. Larger panels have flanges on four sides. Aluminum panels are protected on one side with a plastic film. Stainless 
steel panels are Type 316 stainless steel. Panel mounting hardware is furnished with all enclosures which accept these panels.
Bulletin: pnlFS, pnlJ, pnlWM

Catalog Number Material
Panel Size
D x E (in.)

Panel Size
D x E (mm)

Panel Gauge
or Thickness

Edge
Flanges T (in.) T (mm)

Number
of Holes

A12P24 Painted steel 9.00 x 21.00 229 x 533 12 ga. 0 — — 4
A12P24G Conductive steel 9.00 x 21.00 229 x 533 12 ga. 0 — — 4
A16P12 Painted steel 13.00 x 9.00 330 x 229 12 ga. 0 — — 4
A16P12G Conductive steel 13.00 x 9.00 330 x 229 12 ga. 0 — — 4
A16P12SS6 Stainless Steel 13.00 x 9.00 330 x 229 12 ga. 0 — — 4
A16P12AL Aluminum 13.00 x 9.00 330 x 229 0.10 in./3 mm 0 — — 4
A16P16 Painted steel 13.00 x 13.00 330 x 330 12 ga. 0 — — 4
A16P16G Conductive steel 13.00 x 13.00 330 x 330 12 ga. 0 — — 4
A16P16SS6 Stainless Steel 13.00 x 13.00 330 x 330 12 ga. 0 — — 4
A16P16AL Aluminum 13.00 x 13.00 330 x 330 0.10 in./3 mm 0 — — 4
A18P18 Painted steel 15.00 x 15.00 381 x 381 12 ga. 0 — — 4
A18P18G Conductive steel 15.00 x 15.00 381 x 381 12 ga. 0 — — 4
A20P12 Painted steel 17.00 x 9.00 432 x 229 12 ga. 0 — — 4
A20P12G Conductive steel 17.00 x 9.00 432 x 229 12 ga. 0 — — 4
A20P16 Painted steel 17.00 x 13.00 432 x 330 12 ga. 0 — — 4
A20P16G Conductive steel 17.00 x 13.00 432 x 330 12 ga. 0 — — 4
A20P16SS6 Stainless Steel 17.00 x 13.00 432 x 330 12 ga. 0 — — 4
A20P16AL Aluminum 17.00 x 13.00 432 x 330 0.10 in./3 mm 0 — — 4
A20P20 Painted steel 17.00 x 17.00 432 x 432 12 ga. 0 — — 4
A20P20G Conductive steel 17.00 x 17.00 432 x 432 12 ga. 0 — — 4
A20P20SS6 Stainless steel 17.00 x 17.00 432 x 432 12 ga. 0 — — 4
A20P20AL Aluminum 17.00 x 17.00 432 x 432 0.10 in./3 mm 0 — — 4
A24P16 Painted steel 21.00 x 13.00 533 x 330 12 ga. 0 — — 4
A24P16G Conductive steel 21.00 x 13.00 533 x 330 12 ga. 0 — — 4
A24P16SS6 Stainless Steel 21.00 x 13.00 533 x 330 12 ga. 0 — — 4
A24P20 Painted steel 21.00 x 17.00 533 x 432 12 ga. 2 0.75 19 4
A24P20G Conductive steel 21.00 x 17.00 533 x 432 12 ga. 2 0.75 19 4
A24P20SS6 Stainless Steel 21.00 x 17.00 533 x 432 12 ga. 2 0.75 19 4
A24P20AL Aluminum 21.00 x 17.00 533 x 432 0.10 in./3 mm 4 0.75 19 4
A24P24 Painted steel 21.00 x 21.00 533 x 533 12 ga. 2 0.75 19 4
A24P24G Conductive steel 21.00 x 21.00 533 x 533 12 ga. 2 0.75 19 4
A24P24SS6 Stainless Steel 21.00 x 21.00 533 x 533 12 ga. 2 0.75 19 4
A24P24AL Aluminum 21.00 x 21.00 533 x 533 0.10 in./3 mm 2 0.75 19 4
A30P16 Painted steel 27.00 x 13.00 686 x 330 12 ga. 2 0.75 19 4
A30P16G Conductive steel 33.00 x 27.00 838 x 686 12 ga. 2 0.75 19 4
A30P20 Painted steel 27.00 x 17.00 686 x 432 12 ga. 2 0.75 19 4
A30P20G Conductive steel 27.00 x 17.00 686 x 432 12 ga. 2 0.75 19 4
A30P20SS6 Stainless Steel 27.00 x 17.00 686 x 432 12 ga. 2 0.75 19 4
A30P24 Painted steel 27.00 x 21.00 686 x 533 12 ga. 2 0.75 19 4
A30P24G Conductive steel 27.00 x 21.00 686 x 533 12 ga. 2 0.75 19 4
A30P24SS6 Stainless Steel 27.00 x 21.00 686 x 533 12 ga. 2 0.75 19 4
A30P24AL Aluminum 27.00 x 21.00 686 x 533 0.10 in./3 mm 2 0.75 19 4
A30P30 Painted steel 27.00 x 27.00 686 x 686 12 ga. 4 0.75 19 4
A30P30G Conductive steel 27.00 x 27.00 686 x 686 12 ga. 4 0.75 19 4
A30P30SS6 Stainless Steel 27.00 x 27.00 686 x 686 12 ga. 4 0.75 19 4
A36P16 Painted steel 33.00 X 13.00 838 X 330 12 ga. 2 0.75 19 4
A36P16G Conductive steel 33.00 x 13.00 838 x 330 12 ga. 2 0.75 19 4
A36P24 Painted steel 33.00 x 21.00 838 x 533 12 ga. 2 0.75 19 6
A36P24G Conductive steel 33.00 x 21.00 838 x 533 12 ga. 2 0.75 19 6
A36P24SS6 Stainless Steel 33.00 x 21.00 838 x 533 12 ga. 2 0.75 19 6
A36P24AL Aluminum 33.00 x 21.00 838 x 533 0.10 in./3 mm 2 0.75 19 6
A36P30 Painted steel 33.00 x 27.00 838 x 686 12 ga. 4 0.75 19 6
A36P30G Conductive steel 33.00 x 27.00 838 x 686 12 ga. 4 0.75 19 6
A36P30SS6 Stainless Steel 33.00 x 27.00 838 x 686 12 ga. 4 0.75 19 6
A36P30AL Aluminum 33.00 x 27.00 838 x 686 0.10 in./3 mm 4 0.75 19 6
A36P36 Painted steel 33.00 x 33.00 838 x 838 12 ga. 4 0.75 19 8
A36P36G Conductive steel 33.00 x 33.00 838 x 838 12 ga. 4 0.75 19 8
A36P36SS6 Stainless Steel 33.00 x 33.00 838 x 838 12 ga. 4 0.75 19 8
A40P24 Painted steel 37.00 x 21.00 940 x 533 12 ga. 4 0.75 19 6
A40P24G Conductive steel 37.00 x 21.00 940 x 533 12 ga. 4 0.75 19 6
A40P30 Painted steel 37.00 x 29.00 940 x 737 12 ga. 4 0.75 19 4 (no D dim. center hole)
A40P30G Conductive steel 37.00 x 29.00 940 x 737 12 ga. 4 0.75 19 4 (no D dim. center hole)
A42P24 Painted steel 39.00 x 21.00 991 x 533 12 ga. 2 0.75 19 6
A42P24G Conductive steel 39.00 x 21.00 991 x 533 12 ga. 2 0.75 19 6
A42P30 Painted steel 39.00 x 27.00 991 x 686 12 ga. 4 0.75 19 6
A42P30G Conductive steel 39.00 x 27.00 991 x 686 12 ga. 4 0.75 19 6
A42P30SS6 Stainless Steel 39.00 x 27.00 991 x 686 12 ga. 4 0.75 19 6
A42P36 Painted steel 39.00 x 33.00 991 x 838 12 ga. 4 0.75 19 8
A42P36G Conductive steel 39.00 x 33.00 991 x 838 12 ga. 4 0.75 19 8
A42P36SS6 Stainless Steel 39.00 x 33.00 991 x 838 12 ga. 4 0.75 19 8
A42P42 Painted steel 39.00 x 39.00 991 x 991 12 ga. 4 0.75 19 8


