KEL
8900 SERIES RoHS

1.27mm PITCH LOW PROFILE CONNECTORS

FEATURES

» Highly reliable contact design with independent and synchronized spring.
» Low insertion and withdrawal force.

»With a guide mechanism, smooth mating can be achieved.
» Insulator protects the contacts from damage or breakage.

» PPS insulator offers high temperature resistance.

» Stacked mating heights of 7, 8, 9, 10 and 12mm.
(0.276, 0.315, 0.354, 0.394 and 0.472")

»Wide variations in the number of contacts (20, 30, 40, 50,
60, 80, 100 and 120 pins) are offered.

» Audible “click’assures users of complete mating.
» Two types, with and without a flange, are available.
» 3 rows of terminals conserve board space.(Right angle type)

890 - -177__-_-F

@ @ @ @ @ @ @ *Please order in multiples of the quantity per package.

(D I[Typel Receptacle 8901 : With flanges and hooks 8903 : Without flanges and hooks

(@ [Number of contacts] 020:20pin 030 :30pin 040 : 40pin 050 :50pin 060 :60pin 080 :80pin 100 :100pin 120 : 120pin
® I[Contact name] 177

@ [Contact tail style] S :Straight L Right angle (with flanges only)

®

®

@

[Plating of contact area] Omit: Au 0.05 u m (Standard) D :Au 0.25 u m(Upon request)
[Stacked height] (Stype) A:7,9mm(0.276, 0.354") B:8,10mm(0.315,0.394") D:10,12mm(0.394, 0.472")
[RoHS] F: RoHS Compliant

*If you would like semi-customized products, please contact your local KEL sales office. *About 10mm mating height combinations, Please refer next page.

891 - -178_ |- -F

@ @ @ @ @ @ @ *Please order in multiples of the quantity per package.

(@ [Typel Plug 8911 : With flanges and hooks 8913 : Without flanges and hooks

(@ [Number of contacts] 020:20pin 030:30pin 040:40pin 050:50pin 060:60pin 080:80pin 100:100pin 120 :120pin
® [Contact name] 178

@ [Contact tail style] S :Straight L : Right angle (with flanges only)

®

®

@

[Plating of contact area] Omit: Au 0.05 u m (Standard) D :Au 0.25 1 m(Upon request)
[Stacked height] (Stype) A:7,8,10mm(0.276, 0.315,0.394") C:9, 10, 12mm(0.354, 0.394, 0.472")
[RoHS] F:RoHS Compliant
*If you would like semi-customized products, please contact your local KEL sales office. *About 10mm mating height combinations, Please refer next page.

SPECIFICATIONS

Insulator material Glass-filled PPS (UL94V-0),Brown Current rating 0.5A per contact

Alignment plate material | Glass-filled Nylon 66 (UL 94V-0), Brown Contact resistance 40mQ max.

Contact material Copper alloy Dielectric withstanding voltage | 650V AC for 1 minute
Insulation resistance 1,000MQ min. at 500V DC

[890C]] (Contact area) Gold over Nickel

. . ) . Insertion force 18.62N max./ 20 pin, 37.24N max./ 40 pin,
Contact plating (Terminal area) Tin copper over Nickel - ) .
T | | . . . .
[8917] Gold over Nickel (Typical example) 55.86N max./ 60 pin, 93.10N max./ 100 pin
Withdrawal force 2.94N min./ 20 pin, 5.88N min./ 40 pin,
Retention clip material Copper alloy (Typical example) 8.82N min./ 60 pin, 14.70N min./ 100 pin

Retention clip plating Tin copper over Nickel Operating temperature | -55°C to +85°C




Unit : mm(inch)

Mating Drawing
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8900 Series Stacked Mating Combinations
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Selection Guide

Type 7mm (0.276inch) 8mm(0.315inch) 9mm(0.354inch) 10mm(0.394inch) 12mm(0.472inch)
8911-00-178S0-A-F
With flanges 8911-00-178S0-A-F 8911-0-178S0-A-F 8911-000-178SC-C-F 8901-00-177SC-D-F 8911-00-178SC-C-F
and hooks 8901-IT-177S0-A-F | 8901-T1-177S1-B-F | 8901-11-177ST-A-F | 8911-01-178S0-C-F | 8901-010-177S0-D-F
8901-J1-177SC-B-F
8913-00-178S0-A-F
Without flanges 8913-100-178SC-A-F 8913-J1-178S-A-F 8913-00-1785-C-F 8903-J1-177S-D-F 8913-0-1785-C-F

and hooks 8903-T10-177ST-A-F | 8903-01-177S-B-F | 8903-T1-177ST-AF | 8913-0-178S0-C-F | 8903-100-177S0-D-F
8903-710-177S-B-F




I 8901-[ 1 [ ]-177S[ I-[ |-F (Receptacle, With flanges and hooks, Straight) Unit: mm(inch)

» Printed Circuit Board Layout (Compornent Side View)

For 20,40,60,80,100,120 pins g%_ For 30,50 pins
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Recommended PGB Thickness t=1.6£0.19 (0.063+0.007)

V =Polarity identification "n"is number of contacts.
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Packaging style

» Product Table / Dimensions

No. of contacts Part Number A B C D =2 Number of packaging
20 8901-020-177S-C-F (%?0'3?) (5.038%) (2).76'%) (9)?63% (3.143‘8) 20
30 8901-030-1778L-I-F (?.12'?13) (?.ﬁd%) (g.gégg) (3.18;% (3.77'88) 16
40 8901-040-177SC-C-F (?.85(1)?) (?.33'8%) (?91;8) (?812)% (%49’%8) 13
50 8901-050-1778L-I-F (?%‘51{13) (?.95%) (?.64'28) (%gg) (?pégg) 1
Type F G 60 8901-060-1775C-C-F (g%g?) (??8(7)%) (??'64718) (?%8% (?6428) 10
—A (0.31'23) (0?2'?3) 80 8901-080-177S0-I-F (3.35'3?) (g?éég) (251}8) (23183) (‘1‘,99'28) 7
—8 (041'?7) (0.6222) 100 | 8901-100-17780--F (g.ﬁdg% (;.18(1)%) (2.76%) (g.ﬁég% (224%8) 6
0 | 03%) | - 120 | soorrzorrsio | 388 1 355 | 3%%) | @0 | (e 5




I 8903-[ [ ]-177S[ I-[ |-F (Receptacle, Without flanges and hooks, Straight)

A, B type

Unit : mm(inch)

(0.0500.002)

V =Polarity identification
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p Printed Circuit Board Layout (Compornent Side View)

For 20,40,60,80,100,120 pins & For 30,50 pins
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Recommended PGB Thickness t=1.6£0.19 (0.063+0.007)
'n"is number of contacts.
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» Product Table / Dimensions
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Packaging style

No. of contacts Part Number A B C D =2 Number of packaging
20 | 8903-02017750-0F (21.87'3?) (2).76%) (2)45'?3) (9)?5"218) (6.143‘8) 27
80° | 8803-030-177SIH-I-F (3?9'33113) (g.?’égg) (5%23) (9].97'58) (3.77'88) 20
40 | 8903-040-177S0-L-F (?.12:51?) (?91;8) (%gg) (?.60;3) (%49’%8) 16
50T | E903-050-177SIHTF (?.74'3513) (?.6488) (?.33'22) (?.22"7‘8) (?pégg) E
60 | B003-060-177SHIF (?f‘ﬁzﬁ) (??647‘8) (?.95'33) (?.85'23) (?6428) 11
Type F 80 | 8903-080-177SC-O-F (g.ﬁé?ﬁ) (351;8) (g?dgg) (gjdgg) (?.%gg) ‘
—A (0.52'?3) 100 | 8903-100-177S0-L-F (397'2?) (2.76%) (g.ss'gg) (3.“5'33> (22458) 7
—B (0.62'gz) 120 | 8903-120-477S0-UF (3.22231?) (301?8) (3.80'93) (g%gg) (gf‘égg) 6




I 8901-[ I I ]-177LL-F (Receptacle, With flanges and hooks, Right angle) Unit: mm(inch)

p Printed Circuit Board Layout (Compornent Side View)
For 20,40,60,80,100,120 pins ) For 30,50 pins
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» Product Table / Dimensions “

No. of contacts Part Number A B C D E F Number of packaging
20 8901-020-177LL-F (%50'3?) (5.08'85) (2).76%) (8%3% (9).14'28) (8?‘5(258) 20
30 8901-030-177L0-F (?.12';% (3_50.%) (g.?’égg) (5.1823) (9].77'68) (g%?g) 16
40 8901-040-177L0-F (?.85'(1)?) (?.33'8(2)) (?91;8) (?%g) (gf‘é%g) (%.%gg) 13
50 8901.050177L0F | 4448 | 39.37 | 3608 | 3448 | 3048 | 3328 "

(1.751) | (1.550) | (1.420) | (1.357) | (1.200) | (1.310)
5083 | 4572 | 4243 | 4083 | 36.83 | 39.63
(2.001) | (1.800) | (1.670) | (1.607) | (1.450) | (1.560)
6353 | 5842 | 5513 | 5353 | 4953 | 5233
@ 8901-080177L0-F | 5601 | (2.300) | (2.170) | (2.107) | (1.950) | (2.060)
7623 | 7112 | 67.83 | 66.23 | 6223 | 6503
100 | 8901-100-177LE-F | 3 6oy) | (2.800) | (2.670) | (2.607) | (2.450) | (2.560) 6
8893 | 8382 | 8053 | 7893 | 7493 | 77.73
(3501) | (3.300) | (3.170) | (3.107) | (2.950) | (3.060)

60 8901-060-177LC-F

120 8901-120-177LC-F




I 8911- 1 I -178S[ - I-F (Plug, With flanges and hooks, Straight) Unit : mm(inch)

p Printed Circuit Board Layout (Compornent Side View)

For 20,40,60,80,100,120 pins For 30,50 pins
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Recommended PCB Thickness t=1.6£0.19 (0.063£0.007) 7 =Polarity identification “n"is number of contacts.
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Packaging style
» Product Table / Dimensions “

No. of contacts Part Number A B C D =2 Number of packaging
20 8911-020-1785-L-F (%?0'3?) (5.038%) (2).76'?313) (8%23) (6.143‘8) 20
30 8911-030-1785L-I-F (?.12'?13) (?.ﬁd%) (g.gégg) (3.28}3) (3.77'88) 16
40 8911-040-1785C-L-F (?.85(1)?) (?.33'8%) (?011132) (?8122) (%49’%8) 13
50 8911-050-1785L-I-F (?%‘51{13) (?.95%) (?.64"3‘2) (%?g) (?pégg) 1
60 8911-060-1785C-L-F (g%g?) (??855) (??égg) (ﬂégg) (?6428) 10
Type F G 80 8911-080-17850-I-F (2.35'8?) (g%gg) (35123) (2312%) (?.%gg) 7
—A (0.31'33) (o%gn 100 | 8911-100-17850-C-F (é%g% (;.18(1)%) (g%gg) (g%gg) (224%8) 6
—C | 03y | ot 120 | sorrzotresio | B4R | 3505 | %88 | o9 | (.80 5




I 8913-[ I I |-178S[ I-[_I-F (Plug, Without flanges and hooks, Straight) Unit : mm(inch)

p Printed Circuit Board Layout (Compornent Side View)

For 20,40,60,80,100,120 contacts For 30,50 contacts
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Recommended PCB Thickness t=1.6£0.19 (0.063%0.007)
V =Polarity identification "n"is number of contacts.
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» Product Table / Dimensions “
No. of contacts Part Number A B C D =2 Number of packaging
- | 1883 | 1743 | 1583 | 14.23 | 1143
20 8913-02017880-F | (0741) | (0.686) | (0.623) | (0.560) | (0.450) 27
- 2518 | 2378 | 2218 | 2058 | 17.78
30 8913-030-17852F | 0'991) | (0.936) | (0.873) | (0.810) | (0.700) 20
.| 3153 | 3013 | 2853 | 2693 | 24.13
40 8913-040-1788L-0F | (3 541y | (1.486) | (1.123) | (1.060) | (0.950) 16
- 37.88 | 36.48 | 34.88 | 3328 | 30.48
50 8913-050-1785CCF | (1 491) | (1.436) | (1.373) | (1.310) | (1.200) 13
- | 4423 | 4283 | 4123 | 3963 | 36.83
60 | 8913-080-178SHF | (4 747) | (1:686) | (1.623) | (1560) | (1.450) "
- 5693 | 5553 | 5393 | 5233 | 4953
80 8913-080-1785C-0F | 5541 | (2.186) | (2.123) | (2.060) | (1.950) ‘
- | 6963 | 6823 | 6663 | 6503 | 6223
100 | 8913-1001785-F | (974y) | (2.686) | (2.623) | (2.560) | (2.450) ’
- 8233 | 8093 | 7933 | 77.73 | 74.93
120 | 891312078STF | (9%54y) | (3.186) | (3.123) | (3.060) | (2.950) 6




I 8911-L 1 I ]-178LL -F (Plug, With flanges and hooks, Right angle)

Recommended PCB Thickness t=1.6+0.19 (0.063£0.007)

Unit : mm(inch)
p Printed Circuit Board Layout (Compornent Side View)
For 20,40,60,80,100,120 pins mg For 30,50 pins
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W =Polarity identification "n"is number of contacts.
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» Product Table / Dimensions “
No. of contacts Part Number A B C D E F Number of packaging
2543 | 2032 | 1743 | 1583 | 1143 | 1423
20 8911-020-178LL-F | T601) | (0.800) | (0.686) | (0.623) | (0.450) | (0.560) 20
3178 | 2667 | 2378 | 2218 | 17.78 | 2058
30 8911-030-178LL-F | (4 551) | (1.050) | (0.936) | (0.673) | (0.700) | (0.810) 16
3813 | 3302 | 3013 | 2853 | 2413 | 26.93
40 8911-040-178LL-F | Y501y | (1.300) | (1.186) | (1.123) | (0.950) | (1.060) 13
4448 | 3937 | 3648 | 3488 | 3048 | 3328
50 8911-050-178LL-F | 1754y | (1550) | (1.436) | (1.373) | (1.200) | (1.310) 1
5083 | 4572 | 4283 | 4123 | 3683 | 3963
60 8911-060-178LL-F | 5 601y | (1.800) | (1.686) | (1.623) | (1.450) | (1.560) 10
6353 | 5842 | 5553 | 5393 | 4953 | 5233
da 8911-080-178LL-F | 9'6ny) | (2.300) | (2.186) | (2.123) | (1.950) | (2.060) ‘
7623 | 7112 | 68.23 | 6663 | 62.23 | 6503
100 | 8911-100178L-F | 3 601y | (2.800) | (2.686) | (2.623) | (2.450) | (2.560) 6
88.93 | 8382 | 8093 | 7933 | 74.93 | 77.73
120 | 89N-120178LF | 3501y | (3300) | (3.186) | (3.123) | (2.950) | (3.060) 5




