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TE NEBRS 1622829-1

10K @, Thick Film, General Purpose Resistor, 1 %, 2 Termination,
0603, Taped & Reeled, .1 W, +£100 ppm/°C, Solder, 1.6 x .8 x .45
mm, Neohm CRG
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CRGO603F10K

10K Q, Thick Film, General Purpose Resistor, 1 %, 2 Termination, 0603, Taped &
Reeled, .1 W, £100 ppm/°C, Solder, 1.6 x .8 x .45 mm, Neohm CRG
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10K Q, Thick Film, General Purpose Resistor, 1 %, 2 Termination, 0603, Taped &
Reeled, .1 W, £100 ppm/°C, Solder, 1.6 x .8 x .45 mm, Neohm CRG
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10K Q, Thick Film, General Purpose Resistor, 1 %, 2 Termination, 0603, Taped &
Reeled, .1 W, £100 ppm/°C, Solder, 1.6 x .8 x .45 mm, Neohm CRG
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