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Datasheet 
RS PRO HTD Timing Belts 8M Pitch, width 20mm 
Stock number: 1755223, 1755227, 1755231, 1755236, 1755241, 1755245, 1755248, 1755171, 
1755175, 1755180, 1755182, 1755184 

  EN  
 

                  
 
RS Pro HTD Timing belts can be used in drive system applications. High power transmission via its unique tooth profile, 
enables it to be used in low speed, high torque applications. 
  

 Temperature range from -30oC up to +80 oC 

 Moderate resistance to common oils 

 Good resistance to heat and cold environments 

 Low noise, high speed ratio, high belt speed 

 Standards: ISO 13050, DIN 7721, IP27 RMA-MPTA 
 

                           

RS Number
Length 

(mm)

Pitch 

(mm)

Width 

(mm)
Teeth

1755223 560 8 20 70

1755227 600 8 20 75

1755231 640 8 20 80

1755236 720 8 20 90

1755241 800 8 20 100

1755245 880 8 20 110

1755248 960 8 20 120

1755171 1040 8 20 130

1755175 1120 8 20 140

1755180 1280 8 20 160

1755182 1440 8 20 180

1755184 1600 8 20 200


