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HriERck

Stud Replacement

A —— —— Size Stock Number
0.5t0 1.5 mm2 Red M4 613-9249
1.5t0 2.5 mm2 Blue M4 613-9508
1.5t0 2.5 mm2 Blue M5 613-9312

4 tobmm2 Yellow M6 613-9413 |

0.5t0 1.5 mm2 Red M4 613-9479
1.5to 2.5 mm2 Blue M4 613-9435
0.5t0 1.5 mm2 Red 613-9716
1.5t0 2.5 mm2 Blue 613-9873
0.5t0 1.5 mm2 Red 613-9794
1.5t0 2.5 mm2 Blue 613-9788
1.5t0 2.5 mm2 Blue 613-9902
0.5 to 6 mm2 125-1964

MAXIMUM ELECTRIC CURRENT:

AW.G.1614
AMP. \13 30

MAXIMUM ELECTRICAL RATING: 105°C 600 VOLTS MAX.
INSULATION MATERIAL: VINYL
INSULATION COLOR: 16-14A.W.G.: BLUE
TERMINAL MATERIAL: COPPER

WIRE |ITEM NO.|DIMENSION inch(mm)| MATERIAL CRIMPING
RANGE TOOL

AW.G. L D dl

mm?
16-14 613-9788 0953 | 0.177 0.091 |COPPER TUBULAR |WITH DIE INDEX
AW.G. 24.2 | 4500 2.3 COLOR:BLUE
1.5-2.5
mmz
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	RS Pro 接头连接器、红色、绝缘、锡 22 → 16 awg
	RS Pro 接头连接器、红色、绝缘、锡 22 → 16 awg
	RS 库存号： 613-9788

