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PIN OUT
P2
1 RED
2 WHITE
. 3 GREEN
5 BLACK
SHELL BRATIMATR | gy, NOTE :
1.Electrical test:
(1).100% open short & miss wire test;
(2). Insulation resistance:DC 300V 10MQ ;
(3). Contactor resistance:3Q Max;
(4).Dielectric strength:100V AC/Minute, 1mA.
MATERIAL LIST:
2. RoHS & REACH COMPLIANT
@ OUTER MOLD Colioh o Wilia 2 3. PRINTING:USB CABLE 28AWG X 1P+28AWG X 2C
@ MICRO USB B/M Solder Type,Black PBT Insulation The 1
USB B TYPE Pin Gold Plating, the shell for Nickel Plating
MICRO USB A/M Solder Type, Black PBT Insulation, The
@ USB A TYPE Pin Gold Plating, the shell for Nickel Plating 1
USB 2.0 28AWG(7/0. 12BC) *1P+28AWG (7/0. 12BC+PVC) #2C+AL-FOIL+DRAIN
(D| CABLE (7/0. 12BC) +BRATD (16/3/0. 12AL-MG) PVC JACKET COLOR:White OD4.0+0.2m | 1
NO.| PARTS NAME SPECIFICATION STANDARD QT’Y | REMARK CUSTOMER ITEM NO. 11. 99. 8753
USB2. 0 MICRO AM TO
UNO ITEM NO
PRODUCT NAME MICRO BM UNIT| MM
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