
ARB.4X40 | ARB - ISORYL SCREWDRIVERS FOR SLOTTED-HEAD 
SCREWS - SHORT BLADE

Informations :

ARB.4X40

A [mm] 4,0

d [mm] 29

d1 x L1 [mm] 4,0 x 40

E [mm] 0,8

L [mm] 90

L2 [mm] 50

[g] 38

Norm :

NF ISO 2380-1, NF ISO 2380-2, ISO 2380-1, ISO 
2380-2, DIN ISO 2380-1, DIN ISO 2380-2, ASME 
B107.600

Description :

• For use in confined space. • Finish: polished chromed.
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