
SECTION C-C
Side View of Slot
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S ta in le ss S te e l  C o v e r  S c re w s (P k g  1 0 0 )
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[6 -3 2  x  1 /2 "  W ith  O -R in g ]

1 5 9 0 W M S 1 0 0 B K

P la te d  C o v e r S c re w s (P k g  1 0 0 )
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B la c k  C o v e r S c re w s (P k g  1 0 0 )
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A C C ES S O R IES

R e co m m e n d e d  T o rq u e : 7 5  o z f.in  / 5 5  c N .m

S tan d ard  C o v e r  S c re w s

L iq u id  R e s is ta n t C o v e r  S c re w s

N O T E
P u rc h a s e d  a s s e m b ly  in c lu d e s  b o x ,  lid  a n d  6  c o ve r s c re w s .
B o x  a n d  l id  a re  m a d e  fro m  D ie c a s t  A lu m in u m  A llo y .
S il ic o n e  G a s k e t  s u p p lie d  w ith  l iq u id  re s is ta n t  e n c lo s u re .

P A R T  N U M B E R S  
1 5 9 0 EF L  En c lo su re

1 5 9 0 EF L  L iq u id  R e sista n t En c lo su re  (S i l i c o n e  G a sk e t)
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1590EFLDimensions:
mm
[inches]

Flanged Lid

SECTION B-B
Side View of Assembly

Top View of Assembly
SECTION A-A

End View of Assembly

Top View Looking Inside Box

75.50
[2.972]

(Inner Wall Height)

109.67
[4.318]

(Inner Box Width)

77.00
[3.031]

(Inner Box Height)

177.67
[6.995]

(Inner Box Length)

115.40

[4.543]

183.40

[7.220]

Enclosures can be Factory Modified ( Milling, Drilling, Printing etc.)
Contact Factory       mjm@hammondmfg.com for quotes
Solid models of this enclosure available in STEP or IGES.

2.30
[.091]
Wall Thickness

6.00
[.236]

2.00
[.079]

205.50
[8.091]

178.86
[7.042]

110.86
[4.365]

Flanged Lid

89.00
[3.504]

217.00
[8.543]

110.00
[4.331]

119.50
[4.705]

6-32 UNC
 4.00  3.00
(Threaded Holes)

188.00
[7.402]

83.10
[3.272]

104.00
[4.094]

Flanged Lid

Box

4.78
[.188]

4.00

[.157]

94.50
[3.720]

1.53
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11.03
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10.00
[.394]

16.25
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82°

Flanged Lid

Box

Cover Screw

82.00
[3.228]

172.00
[6.772]

178.00
[7.008]




