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La serie di connettori ITS € derivata dalla
MIL-C-5015 . A differenza di questa , che ha un
accoppiamento a vite , la ITS presenta un
accoppiamento a baionetta che riduce i tempi di
accoppiamento e lo facilita se i connettori sono situati
in posizione disagevole . Altro vantaggio di questa serie
¢ la notevole resistenza alle vibrazioni dovuta alla
presenza , sul connettore a pannello , alla fine delle
rampe di accoppiamento , di tre grani in acciaio inox
che lo preservano da usura precoce .

E’ altrimenti disponibile una versione dei connettori a
pannello sprovvista dei grani in acciaio e identificata
come serie ITB .

Di notevole robustezza , i connettori ITS garantiscono
affidabilita negli ambienti pil vari , come la trazione
ferroviaria e stradale , nelle metropolitane , sui carri da
combattimento , apparati di telecomunicazione e radar ,
impianti navali , automazione industriale , nei sistemi
di illuminazione di studi cinematografici e televisivi e
una miriade di altre applicazioni . Con gli opportuni
accessori possono essere immersi svariate ore ad

una profondita di 10 metri .

Questa serie di connettori utilizza gli stessi inserti della
MIL - C - 5015 e VG 95234 e con quest’ ultima
mantiene 1’ intercambiabilita . I contatti utilizzati
possono essere del tipo a saldare , a crimpare , da
circuito stampato , in versione argentata o dorata .

E’ previsto I’ utilizzo di contatti termocoppia .

A seconda delle condizioni d’ impiego possono essere
forniti connettori e parti in acciaio inox o ricoperti in
gomma , inserti in gomma resistenti alla fiamma e privi
di alogeni , trattamenti superficiali alternativi al
cadmio , contatti speciali .

La serie di connettori ITS si presta alla risoluzione dei
problemi tecnici derivanti dall’ applicazione delle
direttive CEE relative a : macchine , impianti bassa
tensione , compatibilita elettromagnetica .

Per ogni esigenza applicativa contattate il nostro
servizio vendite .

Generalita
General description

The ITS connector series derives from the
MIL-C-5015 standard , but is different because of its
bayonet coupling , which reduces the coupling time and
makes the coupling easier when the connector is in an
awkward position . Another advantage of the ITS
connector series is the notable resistance to vibrations ,
because of the three stainless steel wear pins located
near the end of the bayonet track of the receptacle .
You can also order the receptacle connectors , which do
not include these three wear pins , as ITB series.

The ITS series guarantees reliability because of its
strength even in the most variable environments , such
as road and rail transport in general , including the
underground , on army tanks , communication and radar
apparatus , in the naval field , industrial automation ,
cinema and television lighting systems and many other
applications . With the appropriate accessories , these
connectors may be immersed for a number of hours up
to a depth of ten meters .

This series uses the same inserts as the MIL - C - 5015
and the VG 95234 and is interchangeable with the last .
The contacts used can be solder , crimp , PCB type ,
gold or silver plated . Thermocouple contacts are also
available .

Depending on the usage conditions , the following
specifications may be supplied :

1) connectors and parts in either stainless steel or
covered in rubber ,

2 ) flame resistant rubber inserts without alogens ,

3) alternative cadmium surface treatments ,

4 ) special contacts .

The ITS connector series helps resolve technical
problems derived from the application of the EEC
directives relative to machines , low tension plants

and electromagnetical compatibility .

Please contact our sales department for your

needs .

Commital S.p.A. é un'azienda certificata: UNI EN ISO 9001, AQAP 110

Commital S.p.A. is a certified company :

UNI EN ISO 9001, AQAP 110



Caratteristiche tecniche
Technical characteristics

Parti metalliche

Lega di alluminio con trattamento secondo QQP - 416
Tipo II Classe C, con passivazione verde oliva .

Sono disponibili trattamenti esenti da Cadmio .

Contatti

Lega di rame con trattamento superficiale di argento
od oro .

Inserti

Gomma sintetica ad alto isolamento , resistente agli
olii ed alle basse temperature (-55°C +125°C) ,
secondo MIL - R - 3065 .

In alternativa sono fornibili materiali resistenti al fuoco
a basso contenuto di alogeni .

Contatti - Contacts
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Metal parts

Aluminium alloy with plating in accordance with
QQP - 416 Type II Class C , with an Olive Drab
surface passivation . Cadmium free surface coatings
are available .

Contacts
The following contact types are available : copper
alloy with silver or gold plating .

Inserts

High insulation synthetic rubber , oil and low
temperatures resistant (-55°C +125°C) , in accordance
with MIL - R - 3065 .

Are also available in fire resistance and halogen free
materials .

Tipo contatto | Corrente di lavoro a 20°C | Resist. Contatio Max. Sezione filo
Contact size Rated current at 20°C Max. Contact resist. Wire size
18 7.5 A 12.0mQ 20-22-24-26 AWG
16 22 A 6.0mQ 16-18-20-22 AWG
12 41 A 3.0mQ 12-14 AWG
8 73 A 1.0mQ 8-10 AWG
4 135 A 0.5 mQ 4-6 AWG
0 245 A 0.2 mQ 0-1-2 AWG
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‘ Cowrente i lavero f Rated cunvent { Asap )

20 30 40 80 a0 70 80
Temp. ambiente / Amblent temperature ( °C )

90 100 110 120 130

Isolamento - Service rating ( Resistenza d'isolamento min - Min insulating resistance : > 5 x 10° MQ )

Classe Tensione lavoro Vcc Tensione lavoro Vca Tens. di prova Vca
Class | Operating voltage Vdc | Operating voltage Vac RMS Test voltage Vac RMS
INST. 250V 200V 1000V
A 700 V 500 V 2000 V
D 1250 V 900 V 2800V
E 1750V 1250 V 3500V
B 2450V 1750 V 4500V
C 4200V 3000 V 7000 V
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Connettore per giunzione volante

ITS 3101 A ... PHM_ _ EMI
ITS 4101 A ... PHM_ _ EMJ

In - line receptacle ’
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Es./Ex. : ITS3101A20-27PPHM11EMI
Dimensione @A oB K L M
Guscio P.N. PHM +0 L +0.2
shell Size 0.1 min. + Max. +0.2 Max. -0
10 SL 11 18.2 2+11 2.8 70 14.3
148 11 24.5 2+11 3.3 70 14.5
16 S 11 27.2 2=11 3.3 70 14.5
16 11 27.2 211 3.3 80 19.1
18 11/18 30.7 2+11/9+16.5 4.0 80 19.1
20 11/18 34.0 2+11/9+16.5 4.0 80 19.1
22 18 37.3 9+16.5 40 80 19.6
24 18/22/24 40.9 9+16.5/15+20/ 19+24 4.0 Q0 20.6
28 18 /22 /24 46.7 9+16.5/15+20/ 19+24 4.0 90 20.7 48.4
32 22 /24 53.4 16+20/19+24 40 Q0 22.3 56.0
36 35 59.6 23+35 40 1056 | 223 62.4
40 35 65.5 23+35 4.0 105 22.3 68.6

Connettore per giunzioni volanti .

Fornito completo di serracavo PHM .

In-line receptacle .
Includes a PHM cable clamp that assures

Garantisce una ottima tenuta meccanica an excellent mechanical and waterproof
su cavi multipolari schermati e
ambientale se munito di appositi O-Ring . used with the correct neoprene sealing

seal with multipolar shielded cables if

sleeves .
No grommet supplied .




@Italconncctors ITS 3102 A / ITS3102E / ITS312R  §
ITS 4102 A / ITS4102E / ITS4102R |

Connettore da pannello !
Box mounting receptacle
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Es./ Ex. : ITS3102A20-27P
Dimensione @A @C K L M R S or
Guscio +0 +0.2 +0.1
shell Size 0.1 Maix. 0.2 +0.3 0 £0.1 +0.2 -0
10 SL 18.2 162 28 24.7 14.3 18.25 254 3.2
148 245 19.2 3.3 24.7 14.5 23.00 304 3.2
165 27.2 224 3.3 24.7 14.5 24.60 32.5 3.2
16 27.2 22.4 3.3 33.8 19.1 24.60 325 3.2
18 30.7 25.6 40 34.5 19.1 27.00 35.0 3.2
20 34.0 29.0 4.0 34.5 19.1 29.40 38.0 3.2
22 37.3 322 40 34.5 19.6 31.75 41.0 3.2
24 40.9 35.3 4.0 35.7 20.6 34.90 44.5 3.7
28 46.7 41.4 4.0 35.7 20.7 39.70 50.9 3.7
32 53.4 47.8 40 37.3 22.3 44.45 57.0 43
36 59.6 54.1 4.0 37.3 223 49.20 63.5 4.3
40 65.5 59.0 4.0 37.3 223 55.55 69.9 4.3
Connettore da pannello flangia quadra . Box mounting square flange receptacle .
Classe A : per impieghi generali , Class A : for general use ,

Classe E , R : per tenuta ambientale . Class E , R : for environmental sealing .




ITS 3106 A ... PHM_ _
ITS 4106 A ... PHM_ _

Connettore volante diritto

Straight plug
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Es. / Ex. : ITS3106A20-27PPHM11
Dimensione @B L oQ
Guscio P.N. PHM . +0.2
shell Size min. + Max. Max.

10SL 11 2+11 60 22,6
148 1 2+11 60 29.0

16 S 11 2+11 60 31.6

16 11 2+11 70 31.6

18 11/18 2+11/9+165 70 36.2

20 11/18 2+11/9+16.5 70 39.8

22 18 9+16.5 70 43.0

24 18 /22 /24 9+16.5/15+20/19+24 80 46.4

28 18 /22 /24 9+16.5/156+20/ 19+24 80 53.0

32 22 /24 1520/ 19+24 80 60.0

36 35 23+35 95 66.2
40 35 23+35 95 72.3

Connettore da cavo diritto fornito
completo di serracavo PHM .

Garantisce una ottima tenuta meccanica
sul cavo e ambientale se provvisto di

appositi O-Ring .

Straight plug complete with PHM cable

clamp .

sleeves .

No grommet supplied .

The PHM cable clamp assures an
excellent mechanical and waterproof seal
if used with the correct neoprene sealing




@ Italconnectors \ ITS 3108 A ... PHM_ _
ITS 4108 A ... PHM_ _

Connettore volante curvo
90° plug
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Es./ Ex. : ITS3108A20-27PPHM11

Dimensione C L Q U
Gusc!o P.N. PHM min. + Max. Max. +0.2 Max.
Shell Size

10SL 11 2+11 40 22,6 400

14S 1 2:11 42 29.0 41.5

16S 1 2:11 46 31.6 40.0

16 11 2+11 55 31.6 400

18 11/18 2+11/9+165 57 36.2 47.0

20 11/18 2:11/9+16.5 62 39.8 49.0

22 18 9:+16.5 62 43.0 49.0

24 18/22/24]9+165/15:20/19+24| 67 46.4 58.0

28 18/22/24 [9+16.5/15+20/19+24 67 53.0 59.0

32 22/24 156+20/19+24 72 60.0 70.5

36 35 2335 75 66.2 72.2

40 35 23435 78 72.3 77.0
Connettore volante con uscita cavo Plug with 90° backshell and PHM cable
a 90 ° completo di serracavo PHM . clamp .
Garantisce una ottima tenuta meccanica The PHM cable clamp assures an
su cavi multipolari schermati e excellent mechanical and waterproof
ambientale se munito di appositi O-Ring . sealing if ised with the correct neoprene

sealing sleeves .
No grommet supplied .




IT 40450 - XX
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Guarnizione per connettore da pannello

Plain flat gasket
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IT 40450-XX IT 40450-XXS
Codice Commital | Dim. guscio @A B B1 R S or
+1 +0.5
Commital P/N shell size -0 204 | 02 | 202 | 205 -0
IT 40450 - 10 10SL 15.7 1.0 0.5 18.2 254 42
IT 40450 - 14 145-14 22.1 1.0 05 230 300 42
IT 40450 - 16 165- 16 253 1.0 05 24.6 325 4.2
IT 40450 - 18 18 28.4 1.0 05 27.0 35.0 42
IT 40450 - 20 20 316 1.0 05 29.4 380 42
IT 40450 - 22 22 34.8 1.0 05 318 410 4.2
IT 40450 - 24 24 38.0 1.0 05 34.9 445 42
IT 40450 - 28 28 44.3 10 0.5 39.7 50.8 5.1
IT 40450 - 32 32 50.7 1.0 05 445 57.0 5.1
IT 40450 - 36 36 57.0 1.0 05 49.2 635 5.1
IT 40450 - 40 40 61.9 1.0 05 55.5 9.9 5.1

Guarnizione per connettore fisso a flangia
quadra per montaggio da fronte pannello .
IT 40450-XX : non conduttiva ,

IT 40450-XXS : conduttiva .

Gasket for square flange receptacle for
front panel mounting .

IT 40450-XX : non conductive ,

IT 40450-XXS : conductive .




