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MXF DR255TV | Premium diamond drilling
stand for MX FUEL™ diamond core drill

0 Height-adjustable insulated drive handle and easy to reach
depth adjustment handle to facilitate one-handed operation

0 Universal hinged motor clamp with 60 mm collar diameter

0 Tool-free machine and watertank attachment compatible with
M18™ SWITCH TANK™ 15 | water supply

0 With extra long column for use with cordless MXF DCD150
diamond drilling tool, for drilling holes up to 250 mm

0 Can be used with vacuum pump on smooth and even
surfaces

o Drill angle indication on base plate, can be variably tilted from
0° to 45°

0 Adjustable sliding blocks

Base size (mm) 276 x 467
Height (mm) 892
Angle capacity (°) 0-45

Max. drilling core bit (mm) 250

Stroke length (mm) 570

Weight (kg) 13.2
Article Number 4933472247




