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SECTION C-C

GENERAL SPECIFICATION AND AREA CLASSIFICATION:

1. MATERIAL COMPOSITION - AISi 12

2. DEGREE OF PROTECTION IP66 AS PER IEC 60529 : 1989 +A1 : 2000

3. SERVICE TEMPERATURE RANGE : - 50 °C to +135 °C

4. ALL DIMENSIONS ARE IN mm. UNLESS STATED OTHERWISE.

5. SURFACE WILL PLAIN FINISH OR POWDER COATED.(RAL-7001)

6. THE JUNCTION BOX WILL BE MARKED WITH

7. 12G ExellCGb
12D ExtblICDb IP66

0539
DEMKO 13 ATEX 1327771U
IECEx UL 13.0042U

8. TRADEMARK |~ [ IEIN

A NOT TO BE REVISED WITHOUT NOTIFICATION TO THE EXCB/NOTIFIED BODY

PROPERTY OF RaychemRPG (P) LTD.

ALL RIGHTS RESERAVED AND/OR PHOTOCOPYING THIS DOCUMENT
TO A PERSON WITHOUT RaychemRPG (P)LTD. WRITTEN AUTHORIZATION IS PROHIBITED
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‘L Opening| NOOF between| NO OF [between [ Opening| NO OF |between| NO OF |between opening | opening
e N the | HOLES [ the Detail | HOLES | the | HOLES | the
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A/B /o A/B /o end on endon
side A/B | side C/D
(mm) (mm) (mm) (mm)
(mm) (mm)
M12 18 11 18 11 Pg.7 18 11 18 11 40 24
SECT'ON B_B M16 18 11 18 11 Pg.9 18 11 18 11 40 24
M20 14 9 15 9 Pg.11 18 8 18 8 38 25
M25 8 15 8 15 Pg.13.5 14 9 15 7 42 26
M32 4 18 5 18 Pg.16 10 10 14 10 40 24
M40 2 40 2 40 Pg.21 8 11 8 11 55 40
M50 2 30 2 30 Pg.29 4 13 5 13 50 35
M63 4 17 2 17 Pg.36 2 33 2 33 43 28
- - - - - Pg.42 2 26 2 26 48 33
- - - Pg.48 2 21 2 21 45 30
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TITLE -
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4 |JBEXTERNAL EARTHING SET - AiSi 304 1 WEIGTH - | EINISH : 230 x 200 x 110 17/02/14 .33 .| APPROVED
3 [LID MOUNTING SCREW M6 JB-SCR-LD-00 AiSi 304 4 ’ .
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