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Self-Lube® short base cast iron pillow block units
SNP Series [(metric thread), CNP Series (UNC thread]**
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; SNP-A SNP-EC SNP-DEC
SNP/CNP CNP-A CNP-EC CNP-DEC
20 SNP20 SNP20A  SNP20EC SNP20DEC 1020 2 65.0 33.30 13.5 65.8 50.8  M8x1.25
£ SNP% SNP%4A  SNP3%EC  SNP¥%DEC
25 SNP25 SNP25A  SNP25EC  SNP25DEC 1025 3 700 36.50 135 7S 50.8  M10x1.50
7 SNP7s SNP73EC  SNP7:DEC
%6 | SNP'%6 SNP5/16EC SNP%46DEC
1 SNP1 SNP1A SNP1EC  SNP1DEC
30 SNP30 SNP30A  SNP30EC SNP30DEC 1030 4 96.0 42.90 16.5 83.9 76.2  M10x1.50
1% SNP1Ys SNP1:EC  SNP1%sDEC
1346 SNP1%16 SNP13%16EC SNP1%16DEC
1 SNP1%4R  SNP1%AR SNP1VECR SNP1DECR
35 SNP35 SNP35A  SNP35EC  SNP35DEC 1035 5 110.0 47.60 19.5 95.6 826  M10x1.50
1 SNP1% SNP1%A  SNP1EC  SNP1%DEC
1% SNP13%s SNP1%EC  SNP13:DEC
1hs | SNPTAe SNP17/46EC SNP1716DEC
40 SNP40 SNP40A  SNP40EC SNP40DEC 1040 6 118.0 49.20 19.5 101.7 889  MI2x1.75
1% SNP1%2 SNP1%2A  SNP12EC  SNP1%2DEC
45 SNP45 SNP45A  SNP45EC  SNP45DEC 1045 7 1270 54.00 1) 110.0 953  MI12x1.75
1% SNP1% SNP1%EC  SNP1%DEC
1%e | SNP1'%6 SNP1'116EC SNP1'%16DEC
134 SNP1a SNP134A  SNP1%EC  SNP1%DEC
50 SNP50 SNPS0A  SNPS0EC SNP50DEC 1050 8 135.0 57.20 235 115.0 101.6  M16x2.00
1% SNP17%& SNP17:EC  SNP17:DEC
1% | SNP1%6 SNP1'%416EC SNP1'%16DEC
2 SNP2R
55 SNP55 SNP55DEC 1055 9 150.0 63.50 26.5 130.0 180 M16x2.00
2 SNP2 SNP2DEC
2% SNP2Vs SNP2YsDEC
2%6 | SNP2%s SNP2%6DEC
60 SNP60 SNP60DEC 1060 10 154.0 69.90 26.5 1415 1180 M16x2.00
2V SNP2Y% SNP2":DEC
2% SNP2%s SNP23%DEC
276 SNP27%s SNP2716DEC

Please check availability

“*These units are identical to SNP series except for thread details
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Bearing inserts with flinger seals shown on pages 89 and

90 can be fitted into these housings. The unit reference
has the suffix ‘FS, e.g. SNP25FS.

Triple seal bearing inserts shown on pages 86 to 88 can

be fitted into these housings. The unit reference has a
prefix ‘T, e.q. TSNP25.
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