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RS PRO Adhesive Lined 
Halogen Free Heat Shrink 

Tubing, Black 40mm Sleeve 
Dia. x 1.2m Length 3:1 Ratio 

RS Stock No.: 562-656             

 

 

 

 

 

 

 

 

 

 

 

      

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

 Very flexible 

 Halogen-free with 
reduced acid gas 
emission and smoke 
generation 

 Flame retardant 

 Adhesive lined for 
waterproof sealing 

 3:1 shrink ratio for 
easy installation on 
irregular shapes and 
large gaps 

 Operating 
temperature range 
of -40 to 105°C 

 Minimum shrink 
temperature of 
115°C 

 Excellent electrical 
insulation properties 

 Resistant to 
common fluids and 
solvents 

FEATURES 
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From RS PRO a range of high quality, easy to use adhesive lined or dual wall heat-shrink tubing 
made from flexible, halogen-free/zero-halogen, flame retardant, dual walled polyolefin. This heat 
shrink tubing has a high shrink ratio of 3:1 which means it shrinks to a third of its original diameter and 
is ideal for covering irregular or awkward shapes. The adhesive lining of this tubing, when melted, 
provides a watertight sealing and encapsulates wire joints. This heat shrink is halogen-free which 
means, when it overheats or burns, it produces less smoke and fewer toxic gasses making it ideal for 
use in environments where safety is an important consideration, especially if there is a risk of fire or 
electrical circuits overheating.  

 

 

 

Sleeve Type Heat Shrink 
Colour Black 

Adhesive Lined Yes  

Shrink Ratio 3:1  

Material Polyolefin  

Flame Retardant Yes   

Halogen Free Yes 

Application 

Electrical insulation and protection of resistors and 
capacitors, Environmental protection against moisture, 
dust, and chemicals, Mechanical protection to wires and 
small parts from abrasion, Mechanical strain relief on 
cable and connector joints to prevent damage caused by 
flexing or bending, Bundling and organizing harness 
wires, cable, and tubing, Colour coded identification of 
cables, wires, and components 

     

 

 

Dielectric Strength   20KV/mm 
    

 

 

 

 

Product Description 

General Specifications 

Electrical Specifications 
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Sleeve Diameter 40mm 

Shrunk Diameter 13mm 

Sleeve Length   1.2m   

Wall Thickness 2.50mm-+0.40mm 
 

Chemical Properties             
Fluid Resistance Resistant to common fluids and solvents 

Flammability  Flame Retarded  

Dielectric Strength  20KV/mm 

Corrosion Excellent abrasion resistance 
 

 

 

Operating Temperature  -40°C to 105°C    

Shrink Temperature 60°C  

Full Recovery Temperature   Above 115°C   
  

   

 

Compliance/Certifications MIL - DTL-23053/4 class 3, UL224 125°c 600v E75077 
CSA C22.2 No.198.1. 

Standards Met  ASTM, BS 6853, BSS 7239, LUL E 1042. A6, RoHS 
Compliant, SAE-AMS-DTL-23053 

 

  

Mechanical Specifications 

Approvals 

Operation Environment Specifications 
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