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Datasheet

PVC 10m Long Grey Flexible Ducting Reinforced, 25mm
Bend Radius , Applications Various

RS Stock number 399-0647

Product Details

Lightweight PVC Ducting
Aowhite PVC helix embedded in flexible dark grey PYWC with smooth bore & corrugated cowver
Highly flexible, retains full diameter in tight bending radii
Good abrasion resistance, suitable for shot recovery, wood chippings, sawdust and fume extraction
Self extinguishing to ULS94 %2

RS, Professionally Approved Products, gives you professional quality parts across all product categories.
Our range has been testified by engineers as giving comparable quality to that of the leading brands without

paying a premium price.
Note
All data refers to performance at 18°C. Any change in temperature will affect the performance data
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PWC Ducting



http://uk.rs-online.com/web/p/flexible-ducting/3990647/?searchTerm=3990647&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3339393036343726
http://uk.rs-online.com/web/p/flexible-ducting/3990647/?searchTerm=3990647&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3339393036343726
http://uk.rs-online.com/web/p/flexible-ducting/3990647/?searchTerm=3990647&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3339393036343726

