
H	 Series 3230 - Single and double-pole rocker switches
	 to 10 (5) A 12 and 24 V DC
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Mechanical life endurance 10E4

Ambient temperature -40 °C ... +85 °C

Material	 actuator 
	 housing 
	 terminals

PA glass fiber-reinforced 
PA 
silver plated

Miscellaneous illumination with mounted rocker: 
day design = light gray / night design = pea green

Product features

�� Attractive rocker switch (rocker separate)
�� Million times proven, friction snap-action  
contact system

�� Powerful with 100 000 switching cycles electrically  
and mechanically for DC voltage applications

�� Indicator lamp identical
�� Dust and water protected
�� High variety
�� With or without function illumination (LED)
�� Installation from the front directly or with  
assembly frame

�� Block connector support

On request

�� Other colors
�� Other rocker symbols (laser etched)
�� Other switching functions
�� Other lamp variants
�� With assembled rocker
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Normally open contact latching 1-step (SPST)

3230.0102 24    ¢
 

3.0 x 0.8 with search lighting LED green  
circuit symbol: 3.01

3230.0202 24    ¢
 

3.0 x 0.8
with function indicator LED red  
with search lighting LED green  

circuit symbol: 3.03

3230.0101 12    ¢
 

3.0 x 0.8 with search lighting LED green  
circuit symbol: 3.01

3230.0201 12    ¢
 

3.0 x 0.8
with function indicator LED red  
with search lighting LED green  

circuit symbol: 3.03

Normally open contact momentary 1-step (SPNO)

3230.0302 24    ¢
 

3.0 x 0.8 with search lighting LED green  
circuit symbol: 3.02

3230.0301 12    ¢
 

3.0 x 0.8 with search lighting LED green  
circuit symbol: 3.02

double-pole 
(rocker separate)
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Changeover switch latching 1-step (DPDT)

3230.1902 12    ¢
 

3.0 x 0.8 with search lighting LED green  
circuit symbol: 3.09
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Combination 
(rocker separate)
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Changeover switch latching 2-step (SPDT)

3230.0502 24    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with search lighting LED green  
circuit symbol: 3.31

3230.0602 24    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with function indicator LED red  
with search lighting LED green  

circuit symbol: 3.33

3230.0501 12    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with search lighting LED green  
circuit symbol: 3.31

3230.0601 12    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with function indicator LED red  
with search lighting LED green  

circuit symbol: 3.33

Changeover switch momentary 2-step (SPDT momentary)

3230.0702 24    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with search lighting LED green  
circuit symbol: 3.32

3230.0701 12    ¢
 

3.0 x 0.8
2 x single-pole changeover switch  

with search lighting LED green  
circuit symbol: 3.32

Lamp 
(rocker separate)
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Lamp

3237.0102 24  
24    

 
3.0 x 0.8 LED red /  red

3237.0104 24  
24    

 
3.0 x 0.8 LED red / green

3237.0106 24  
24    

 
3.0 x 0.8 LED green / green

3237.0108 24  
24    

 
3.0 x 0.8 LED yellow / green
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Basic types 3230 and 3237

Quick-connect terminal 3.0 x 0.8 

41.2
19.5

5

9.
3

25
.5

 
 
 
Rocker
190.389.011 - without stop 
(switching function both sides)
190.389.021 - with stop  
(switching function one side)
Cap
203.442.011 - with stop both 
sides (for lamp 3237)

Snap-on rocker for basic type 3230 
and cap for basic type 3237 (without 
switching function) painted black with 
or without stop for both or one-sided 
switching function. Laser etched by 
customer or on request.
 
Note:
Rocker must be ordered separately in 
addition to the basic switch. Assembly 
on customer side.

40.4

20

9
ø3

4.8

to

FI
SL

9

19
.4

 
 
Installation frame
217.353.021

Installation frame for basic types 
3230 and 3237 in black

50 26

RC

44

16
.4

22
+0

.2
+0

.0
5

+0.2
+0.05

 
 
Dummy piece
203.069.013

Dummy piece for the basic types  
3230 and 3237 with mounted black 
cap
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Lasered rocker symbols
(further symboles on request)

Further information under

www.marquardt-switches.com

 
 
Female connector 
288.029.011

Tyco JPT (Junior Power Timer) female connectors for terminals of 3230 series. 
Tyco No. 1355046.
 
Tyco MCP (Mutliple Contact Point) on request.

 
 
Block connector
217.849.011

Tyco block connector for cable connection for basic switch 3230.  
Black, Tyco no. 1418994

AK connector (AK 5820 03) on request.
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Circuit symbols Circuit symbol: 3.01
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Circuit symbol: 3.31
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Circuit symbol: 3.32
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Circuit symbol: 3.33
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