. N Part numbers
Insulation displacement D 1,5/6... .ADO Stancard blocks
A.D.O. - A.D.O. |
Spacing 6 mm +0.05 .238"
1S DIN3 ' 455 1.79" Orange w D1,5/6.ADO 199 052.27
Blue o D1,5/6.N.ADO 199 053.20
A.D.O. wire size Black % D15/6.AD0 199 083.17
0.34 - 1.5 mm? Red - D 1,5/6.ADO 199 081.15
22 - 16 AWG 5 15, Ivory 2~ D 1,5/6.ADO 199 082.16
3 - Yellow e D 1,5/6.ADO 199 080.20
ol 2 Green ™ D 1,5/6.ADO 199 056.23
| <
Al
center of rail 11:,1' 24 .95"
Grey # 199051.26
Accessories Type Part numbers
1 1 End stop BAM VO th. 9.1 mm 199 306.03
BAM v2 th. 9.1 mm 103 002.26
th. 9.1 1j4 588.10
2

Wire size

IEC uL CSA
NFC__VDE
s Solid wire
CrW Strandedwire
ADO Sofid wire | 0.34-1.5 mm? | 22-16 AWG | 22-16 AWG
Stranded wire | 0.34-1.5 mm? | 22-16 AWG | 22-16 AWG
Voltage
Rated 1000 V 600 V 600 V
Pulse 8 kV
Current
Rated [ 175a | t18a [ 18A
Wire size
Rated [ 15mm® | 16AWG | 16AWG
Wire stripping | Recommended | Recommended
length (screw) |  screwdriver torque Protection

Approvals: /NRTL

For multiple wire termination, the wires need to be of
the same gage and type (solid or stranded).

Terminal block body material is UL 94 VO.

DIA. 2mm
DIA. 4 mm

V2
V2

Test p\lug

176 663.
176 664.01
176 665.02
176 666.03
176 667.04

2 poles
3 poles
4 poles
5 poles
10 poles

reassem
jumper bar
(IP20 ground)

~

@

2
179 623.03
179 625.05
174 781.25

Universal jumper bar

178 745.14
7

Shield connector th. 0.5 mm



D 1,5/6.ADO.1

Spacing 6 mm+0.05 .238"

Grey & 199055.22

D 1,5/6.ADO.1 with

D 1,5/6.ADO.2

Spacing 6 mm+0.05 .238"

Grey u 199057.24

D 1,5/6.ADO.1 equipped|
with DIA. 2 mm test

D 1,5/6.ADO.4

Spacing 6 mm+0.05 .238"

Grey gy 199000.22

D 1,5/6.ADO.1 equipped
with DIA. 4 mm test

D 1,5/6.ADO.C

Spacing 6 mm+0.05 .238"

Grey g 199085.11

D 1,5/6.ADO.1 equipped|
with DIA. 2.5 mm flexible
test socket for

V2(3)
v2(3)
v2(3)
V2(3)
v2(3

174413.14
S
179 623.03

179 625.05
174 781.25

)3
)3
)3
©

w S
178 745.14
178 746.15

114 588.10

178745.14
178746.15

Rated voltage :
800V (IEC)

V2 114 588.10

s &
178745.14
178746.15

Rated voltage :
800V (IEC)

V2

partition socket for test socket for test connector - (2)
Part numbers Part numbers Part numbers Part numbers Part mmhm
199 306.03 199 306.03 199 306.03 199 306.03
V2 103 002.26 v2 103 002.26 V2 103 002.26 V2 103 002.26

114 588.10

Varied applications

D 1,5/6.ADO.C terminal blocks equipped with
DIA. 2.5 mm test socket receive a connector.
See pages 3.11 - 3.18.

BJDP1 is used for the interconnection with
terminal block series "M" : spacing 16 mm.

BJDP3 is used for the interconnection with
terminal block series "M": spacing 12 mm.

BJDP4 is used for the interconnection with
terminal block series "D" : spacing 8 mm. or
terminal block series "M" : spacing 8 or 10 mm.




