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Datasheet  
 

Industrial air hose pre fitted with BSP swivel unions ready to use straight away. Suitable for general purpose use in 
garages, workshops and compressed air tool applications 

 

Key Features: 
 Fitted with 1/4” BSP Female Swivel Unions (1/2” for 13mm)  

 PVC Nitrile rubber blended construction  

 Constructed for tough work conditions  

 Very good cold weather flexibility  

 Coils and stores easily for reuse  

 Excellent resistance to UV/ozone  

 EN 2398/ 5774  
 

Application Examples: 
 Garages  

 Forecourts  

 Bodyshop  

 Workshop  

 General compressed air tool applications  

 Suitable for medium to heavy duty spray guns  

 
Specification: 
 

RS Stock 
Number 

Internal 
Diameter 

External 
Diameter 

Length Wall 
Thickness 

Weight 
per Metre 

Max 
Working 
Pressure 

Burst 
Pressure 

Bend 
Radius 

9120904 6 mm 14 mm 5 m 4 mm 0.19 kg 20 bar 80 bar 30 mm 

9120908 6 mm 14 mm 10 m 4 mm 0.19 kg 20 bar 80 bar 30 mm 

9120917 6 mm 14 mm 15 m 4 mm 0.19 kg 20 bar 80 bar 30 mm 

9120910 6 mm 14 mm 20 m 4 mm 0.19 kg 20 bar 80 bar 30 mm 

9120914 8 mm 15 mm 5 m 3.5 mm 0.19 kg 20 bar 80 bar 40 mm 

9120923 8 mm 15 mm 10 m 3.5 mm 0.19 kg 20 bar 80 bar 40 mm 

9120926 8 mm 15 mm 15 m 3.5 mm 0.19 kg 20 bar 80 bar 40 mm 

9120920 8 mm 15 mm 20 m 3.5 mm 0.19 kg 20 bar 80 bar 40 mm 

9120939 10 mm 17 mm 5 m 3.5 mm 0.22 kg 20 bar 80 bar 55 mm 

9120932 10 mm 17 mm 10 m 3.5 mm 0.22 kg 20 bar 80 bar 55 mm 

9120936 10 mm 17 mm 15 m 3.5 mm 0.22 kg 20 bar 80 bar 55 mm 

9120945 10 mm 17 mm 20 m 3.5 mm 0.22 kg 20 bar 80 bar 55 mm 

9120948 13 mm 21 mm 5 m 4 mm 0.32 kg 20 bar 80 bar 85 mm 

9120942 13 mm 21 mm 10 m 4 mm 0.32 kg 20 bar 80 bar 85 mm 

9120951 13 mm 21 mm 15 m 4 mm 0.32 kg 20 bar 80 bar 85 mm 

9120954 13 mm 21 mm 20 m 4 mm 0.32 kg 20 bar 80 bar 85 mm 

 


