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RS PRO Thermistor, 10kΩ Resistance, 

NTC Type, 2.4 x 63.5mm 
RS Stock No: 151-237 

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS PRO is the own brand of RS. The RS PRO Seal of Approval is your 
assurance of professional quality, a guarantee that every part is 
rigorously tested, inspected, and audited against demanding 
standards. Making RS PRO the Smart Choice for our customers. 

• Interchangeability to 

±0.1⁰C 

 

• High sensitivity greater 

than -4%/°C at 25°C 

 

• Suitable for temperature 

measurement, control, 

and compensation 

 

• High reliability and 

stability over 

interchangeable range 

 

• Resin coated for good 

mechanical strength and 

resistance to solvents 

 

• 0.008” (0.2mm) dia. 

Bare tinned 180 alloy 

lead-wires 

      Features 
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Upgrade your temperature sensing and control game with RS PRO NTC Thermistors. 
Designed for precision and reliability, these high-quality thermistors are perfect for a wide 
range of applications. Whether you need to monitor temperature in industrial processes, 
HVAC systems, or electronic devices, our thermistors have got you covered. With their 
ability to accurately measure temperature by analysing the change in resistance, you can 
trust RS PRO NTC Thermistors to provide accurate and dependable results every time. 

 

 

Temperature Coefficient Type NTC 

Thermal Time Constant 10s 

Resistance @ 25 °C 10kΩ 

Tolerance ±0.9% 

Maximum Power Rating 75mW 

Length 63.5mm 

Depth 2.4mm 

Dimensions 2.4 x 63.5mm 

Maximum Operating Temperature +150°C 

Minimum Operating Temperature -80°C 

 

 

Product Description 
ATTRIBUTE 1 

General Specifications 


