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HEAT PROTECTION

e Glass,plastic
¢ Flue-mason

¢ Production and sheet metal work
operations
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STANDARDS (DETAILS ON WEB SITE)
Www.rostaing.com/normes-securite

COMPOSITION

SIZES

Palm 550 g/m? para-aramid loop pile
Back Cow split leather

Lining Wool/cotton fleece

Cuff Cow split leather

Total length 35 cm

CARE

2l G = |

PACKAGING
Bag of 5 pairs — Box of 20 pairs
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1. ROSTAING

TALENTS IN HANDS

PROeONE :
Available singly

Sé

Contact heat resistance

Thermal insulation :
350°C for 15 seconds
minimum

Para-aramid loop pile
lined with a wool/cotton
fleece

Very good cut
resistance ,Rosmm"cjj
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Forearm
protection
Cuff length

15cm
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