
 
 

 
 
 
 
 
 
 

 
 
The picture above is for reference only.  
Please refer to the table in the drawing below for other colors. 

 
 
Specifications: 
RATING : Ith 5A/250VAC.  resistive load  3A/250VAC. 
CONTACT RESISTANCE : 50mΩ MAX.@1A 12VDC(inital value). 
INSULATION RESISTANCE : 1,000MΩ MIN at 500VDC. 
DIELECTRIC STRENGTH : 2,000V RMS@sea level. 
OPERATION TEMPERATURE : -20°C to 55°C. 
MECHANICAL LIFE : Momentary 1,000,000 cycles 
                                    Lock 500,000 cycles 
ELECTRICAL LIFE : 50,000 make-and-break cycles at full load. 
TORQUE : 1~3Nm. 
PANEL THICKNESS : 6mm (Ø22.00mm) 
OPERATION PRESSURE : 1Pole 2.5±1N / 2Poles 3.5±1N  
TRAVEL : ABOUT 3.2mm.  
INGRESS PROTECTION : IP65 
 

Datasheet 
RS PRO Illuminated Pushbutton Switches 

Stock number: 175-8XXX (Details as follows) 

EN 

rspro.com 



RS Part no. 
 
175-8249 KPB22-8000-F10-00-JQ 
175-8275 KPB22-8000-F11-00-JQ 
175-8320 KPB22-8000-F21-00-JQ 
175-8278 KPB22-8000-F20-00-JQ 
175-8308 KPB22-8200-F10-00-JQ 
175-8307 KPB22-8200-F11-00-JQ 
175-8304 KPB22-8200-F21-00-JQ 
175-8305 KPB22-8200-F20-00-JQ 
175-8269 KPB22-8800-F10-00-JQ 
175-8268 KPB22-8800-F11-00-JQ 
175-8266 KPB22-8800-F21-00-JQ 
175-8267 KPB22-8800-F20-00-JQ 
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