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ø22mm - TW Series Switches & Pilot Devices
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Stop Switches (Sub-Assembled)

Transformer/ 

Adaptor*
+ Contacts + Lamp Holder + Operator + Lamp + Button or Lens = Complete Part

*Not applicable for full voltage units

Operators

Style
Part Number

Non-Illuminated Illuminated

Ø 29/Ø 40mm Push-

lock Turn Reset

AVW-300 AVLW3-0600

Ø 40mm Push-Pull

AYW-400 AYLW4-0600

Ø 40mm Pushlock 

Key Reset

AXW-300 —

Buttons

Style Part Number

Ø 40mm Pushlock Turn Reset

AVW4B-R*

Ø 29mm Pushlock Turn Reset

AVW3B-R*

 Ø 40mm Push-Pull

AYW4B-

Ø 40mm Pushlock Key Reset

AXW4B-R*

1. *Available in Red only

2. In place of , specify the button color code from table.

Lamps

Style Voltage Part Number

LED

6V AC/DC LSTD-6

12V AC/DC LSTD-1

24V AC/DC LSTD-2

120V AC LSTD-H2

240V AC LSTD-M4

Incandescent 6V AC/DC IS-6

12V AC/DC IS-12

24V AC/DC IS-24

1. In place of , specify the LED color code.

2. The LED contains a current-limiting resistor and a 

protection diode.

 Button Color Codes

Color Code

Black B

Green G

Red R

Blue S

White W

Yellow Y

 LED/Lens Color Codes

Color Code

Amber A

Green G

Red R

Blue S

White W


