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T5 LED BARS

POWER

W
KELVIN

LUMEN

lm

MEASURES

mm

BEAM

°
CODE EAN PACKAGING ENERGY CLASS

4 3000 300 1 160 LD3BAR03042 8031453022815 10 / 30

4 4000 320 1 160 LD3BAR03043 8031453022822 10 / 30

8 3000 640 2 160 LD3BAR06082 8031453022839 10 / 30

8 4000 680 2 160 LD3BAR06083 8031453022846 10 / 30

16 3000 1300 3 160 LD3BAR12162 8031453022853 10 / 30

16 4000 1350 3 160 LD3BAR12163 8031453022860 10 / 30

DIMENSIONS A B C

1 36 22,5 317

2 36 22,5 578

3 36 22,5 1178

• Modular LED system to create a continuous linear light source

• Integrated connector for direct connection without shadow gaps

• Maximum load 110W, corresponding to 7 x 16W luminaires (8.4m)

• Supplied with power cable and wall fixing clip

• Interconnecting flex cable supplied separately (bag with 5pcs)


