Socket Screws Eﬂg

FEATURES

Head height is equal RS PRO M8 x 20mm Hex
R Socket Cap Screw Bright Zinc
than stainless steel Plated Steel

Various thread sizes
available

High-quality threaded
design

RS Professionally Approved Products bring to you professional
guality parts across all product categories. Our product range has
been tested by engineers and provides a comparable quality to the
leading brands without paying a premium price.
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Product Description

Brought to you by RS Pro, a range of hex head socket screws suitable for hard to reach and difficult
areas. Due to their narrow head design, they are perfect for small gaps and awkwardly positioned
sockets. The high tensile steel confirms the strength of each screw used within machine repairs and
maintenance. All models are highly reliable and excellent quality

General Specifications

Thread Size M8

Head Shape Hex socket cap

Material Steel

Finish Bright Zinc Plated

Thread Type Metric

Grade 12.9
Woodworking, Domestic applications, Fasteners and

Applications fixings, Machine tooling and repair, Security guarding,
Panel Building

Mechanical Specifications

Length 20mm

Thread Pitch 1.25mm

Head Diameter Range 12.70mm to 13.27mm
Head Height Range 7.64mm to 8mm

Key Size Nominal Range 6.02mm to 6.14mm
Key Engagement 4
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Approvals

Compliance/Certifications

RoHS Certificate Of Compliance ,DIN912 , 1SO4762,
ANSI B18

LI

Please view our full range listing below for all Bright Zinc Plated Steel Hexagon Socket
Cap Head Screws:

Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Zinc Plated Steel M2.5 & mm 4838124
Hex Socket Cap Zine Plated Steel M2.5 12 mm 4838130
Hex Socket Cap Zine Plated Steel M3 & mm 4838146
Hex Socket Cap Zinc Plated Steel 3 8 mm 4838168
Hex Socket Cap Zine Plated Steel M3 10 mm 4838174
Hex Socket Cap Zinc Plated Steel M3 12 mm 4915209
Hex Socket Cap Zine Plated Steel M3 16 mm 4838180
Hex Socket Cap Zinc Plated Steel M3 20 mm 4838196
Hex Socket Cap Zinc Plated Steel h4 8 mm 4915215
Hex Socket Cap Zinc Plated Steel M4 10 mm 4838203
Hex Socket Cap Zinc Plated Steel 4 12 mm 4915221
Hex Socket Cap Zinc Plated Steel M4 16 mm 4838225
Hex Socket Cap Zine Plated Steel 4 20 mm 4838231
Hex Socket Cap Zinc Plated Steel M4 25 mm 4915237
Hex Socket Cap Zine Plated Steel M4 30 mm 4838247
Hex Socket Cap Zinc Plated Steel M4 40 mm 4838253
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Hex Socket Cap Zinc Plated Steel M5 10 mm 4838269
Hex Socket Cap Zinc Plated Steel M5 12 mm 4915243
Hex Socket Cap Zinc Plated Steel M5 16 mm 4839981
Hex Socket Cap Zine Plated Steel M5 20 mm 4838275
Hex Socket Cap Zinc Plated Steel M5 25 mm 4915259
Hex Socket Cap Zine Plated Steel M5 30 mm 4830997
Hex Socket Cap Zinc Plated Steel M5 40 mm 4838281
Hex Socket Cap Zinc Plated Steel M5 50 mm 4838297
Head Shape Material Thread Size Length RS Part No.
Hex Socket Cap Zinc Plated Steel Mé& 10 mm 4838304
Hex Socket Cap Zinc Plated Steel M& 12 mm 4838310
Hex Socket Cap Zinc Plated Steel Mé& 16 mm 4838326
Hex Socket Cap Zinc Plated Steel Mé& 20 mm 4840004
Hex Socket Cap Zinc Plated Steel Mé& 25 mm 4838332
Hex Socket Cap Zinc Flated Steel 1s] 30 mm 4838348
Hex Socket Cap Zinc Plated Steel M& 35 mm 4915265
Hex Socket Cap Zinc Plated Steel M& 40 mm 4840010
Hex Socket Cap Zinc Plated Steel M& 50 mm 4838354
Hex Socket Cap Zinc Plated Steel ME& 60 mm 4838360
Hex Socket Cap Zinc Plated Steel Ma 16 mm 4838382
Hex Socket Cap Zinc Plated Steel Ma 20 mm 4838398
Hex Socket Cap Zinc Plated Steel M& 25 mm 4915271
Hex Socket Cap Zinc Plated Steel Ma 30 mm 4838405
Hex Socket Cap Zinc Plated Steel Ma 35 mm 4915287
Hex Socket Cap Zinc Plated Steel Ma 40 mm 4838411
Hex Socket Cap Zinc Plated Steel Ma 50 mm 4838427
Hex Socket Cap Zinc Plated Steel Ma 60 mm 4839515
Hex Socket Cap Zinc Plated Steel Ma 70 mm 4839521
Hex Socket Cap Zinc Plated Steel Ma 80 mm 4839537
Hex Socket Cap Zinc Plated Steel M10 20 mm 4840026
Hex Socket Cap Zinc Plated Steel M10 25 mm 4840032
Hex Socket Cap Zinc Plated Steel M10 30 mm 4840054
Hex Socket Cap Zinc Plated Steel M10 40 mm 4840060
Hex Socket Cap Zinc Plated Steel M10 50 mm 4840076
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SOCKET HEAD CAP SCREWS DIN 912/ 1SO 4762 /ANSIB 1831 M
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