REV. DESCRIPTION DATE APPROVED

J | Added SLP3-150-200-R and SLP3-150-300-F |{10/11/13| G. W.
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PART NUMBER Y DIMENSION F—©
SLP3-150-100-F 0.100 [2.54mm] Flat Face WJ—L

SLP3-150-100-R| 0.100 [2.54mm] Round Face

SLP3-150-150-F | 0.150 [3.87mm] Flat Face

SLP3-150-150-R | 0.150 [3.81mm] Round Face 0.205 [5.2mm]—— ——
SLP3-150-200-R | 0.200 [5.08mm] Round Face

SLP3-150-250-F | 0.250 [6.35mm)] Flat Face 0.250 [6.4mm]— -
SLP3-150-250-R| 0.250 [6.35mm] Round Face 0.045 [1.1mm]— _|=—
SLP3-150-300-F |  0.300 [7.62mm] Flat Face &
SLP3-150-300-R| 0.300 [7.62mm] Round Face & D

SLP3-150-450-R | 0.450 [11.43mm] Round Face
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+
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Recommended Mount|ng Ho|es XX+ .01 - TEL: (949) 951-8808  FAX: (949) 951-3974
.XXX ;005 _@E_ TITLE LIGHT PIPE
3. ALL DIMENSIONS ARE IN INCHES UNLESS OTHERWISE SPECIFIED ol VARIABLE CENTERLINE
2. MATERIAL: POLYCARBONATE, 94V-0, CLEAR. BIVAR MATERIAL CODE 47-CR. Ty Yin 10M7/07 | S| P3-150-XXX-X J
1. GENERAL SPECIFICATIONS: BIVAR MOLDED COMPONENT SPECIFICATION BV00-E101. e en | 10/17/07 | CAGE CODE : 32559 [ SHEET # 1 OF




