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45PATCHyyxx

Cat5e Patch Cable with Snagless RJ45 Connectors

Note:
1.100% Test(Open,short,miss wire)
2.Insulation Resistance:DC/250V,10 MΩ Min. For 0.01s 
3.HI-pot Test:AC/250V 5mA Max. For 0.01s.
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BLUE

 WHITE/GREEN
ORANGE

 WHITE/ORANGE

 WHITE/BLUE

GREEN

 WHITE/BROWN
 BROWN

A-A

 JACKET:PVC  OD:5.6±0.3mm

 CONDUCTOR:[24AWG X 4P BC ] STR

 INSULATION:[HDPE NOMINAL OD:0.95±0.06mm]X4P

NO. DESCRIPTIONTITLE Q'TY

CABLE

Plug

Molding YU-

RJ45 8P8C 50u"

A/R

2PCS

1

2

3

LAN CABLE Cat.5E U/UTP 24AWGX4P STR  PVC CM

A/R

Marking: CAT.5E UTP PATCH ETL/3P VERIFIED TO ANSI/TIA-568.2-D & ISO/IEC 11801 ED.2 & EN 50288-3-2 & IEC 
60332-1-2 24AWGX4P CM(UL) c(UL) E164469-XX  ▲

P2P1

Length (see page 2 for tables)
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45PATCHyyxx

Cat5e Patch Cable with Snagless RJ45 Connectors

BLUE 52HCTAP54JR
45PATCH25YL YELLOW
45PATCH25BK BLACK

GRAYRG52HCTAP54
45PATCH25WH WHITE
45PATCH25RD RED

GREENNG52HCTAP54
45PATCH30RD RED

BLUE LBM01TAP54
ORANGE ROM01TAP54
WHITEHWM01TAP54
GRAYRGM01TAP54

PURPLELPM01TAP54
YELLOWLYM01TAP54
BLACKKBM01TAP54
REDDRM01TAP54

45PATCH35GR GRAY
RJ45PATCH35  BLUE

BLACKKBM51TAP54
BLUE LBM51TAP54

7.62M+50
-30 mm

9.14M+50
-30 mm

10.67M+60
-30 mm

10M+50
-30 mm

Part NO. Length(M) Color

GREENNGM51TAP54
ORANGE ROM51TAP54
PURPLELPM51TAP54

REDDRM51TAP54
WHITEHWM51TAP54

YELLOWLYM51TAP54
GRAYRGM51TAP54

GREENRG05HCTAP54
RJ45PATCH50  BLUE
45PATCH50BK BLACK
45PATCH50RD RED

GRAYRG57HCTAP54
RJ45PATCH75  BLUE

YELLOWLY57HCTAP54
45PATCH75BK BLACK

GREENNG57HCTAP54
ORANGE RO57HCTAP54

45PATCH75WH WHITE
45PATCH75RD RED

GRAYRG001HCTAP54
RJ45PATCH100  BLUE

BLACKKB001HCTAP54

15M+60
-30 mm

15.24M+70
-30 mm

22.86M+80
-30 mm

30.48M+80
-30 mm

Part NO. Length(M) Color
GRAYRG1HCTAP54

RJ45PATCH1  BLUE
GRAYRGMC05TAP54

GREENNGMC05TAP54
45PAT50CMRD RED
45PAT50CMYL YELLOW

ORANGE ROMC05TAP54
45PAT50CMWH WHITE
45PAT50CMBL  BLUE
45PAT50CMBK BLACK
45PATCH2RD RED
RJ45PATCH2  BLUE
45PATCH3YL YELLOW

BLUE 3HCTAP54JR
45PATCH3BK BLACK

GRAYRG3HCTAP54
45PATCH3WH WHITE

ORANGE RO3HCTAP54
GREENNG3HCTAP54

45PATCH3RD RED
BLACKKBM1TAP54
BLUE LBM1TAP54
GRAYRGM1TAP54

GREENNGM1TAP54
ORANGE ROM1TAP54

REDDRM1TAP54
WHITEHWM1TAP54

YELLOWLYM1TAP54
RJ45PATCH4  BLUE

GREENNG5HCTAP54

0.305M±20mm

0.5M±20mm

0.61M±20mm

0.91M±20mm

1M±20mm

1.22M±20mm

RJ45PATCH5  BLUE
45PATCH5WH WHITE
RJ45PATCH6  BLUE

GRAYRG6HCTAP54
45PATCH6RD RED

BLACKKB6HCTAP54
45PATCH6YL YELLOW

GREENNG6HCTAP54
45PATCH6WH WHITE

ORANGE RO6HCTAP54
BLACKKBM2TAP54
BLUE LBM2TAP54
GRAYRGM2TAP54

GREENNGM2TAP54
ORANGE ROM2TAP54

REDDRM2TAP54
WHITEHWM2TAP54

YELLOWLYM2TAP54

1.524M±20mm

1.83M±20mm

2M±30mm

GRAYRG7HCTAP54
RJ45PATCH7  BLUE

WHITEHW7HCTAP54
2.13M±30mm

BLACKKBM3TAP54
BLUE LBM3TAP54
GRAYRGM3TAP54

GREENNGM3TAP54
ORANGE ROM3TAP54

REDDRM3TAP54
WHITEHWM3TAP54

YELLOWLYM3TAP54
RJ45PATCH10  BLUE
45PATCH10YL YELLOW

3M±30mm

Part NO. Length(M) Color

GRAYRG01HCTAP54
45PATCH10BK BLACK

GREENNG01HCTAP54
45PATCH10WH WHITE
45PATCH10RD RED

BLUE 21HCTAP54JR
RJ45PATCH15  BLUE

BLACKKB51HCTAP54
GRAYRG51HCTAP54

45PATCH15YL YELLOW
GREENNG51HCTAP54

45PATCH15RD RED
WHITEHW51HCTAP54

ORANGE RO51HCTAP54
GRAYRGM5TAP54
BLACKKBM5TAP54
BLUE LBM5TAP54

GREENNGM5TAP54
45PAT5MRD RED

YELLOWLYM5TAP54
ORANGE ROM5TAP54

WHITEHWM5TAP54

3.05M±30mm

3.66M±30mm

4.57M±30mm

5M±30mm

RJ45PATCH20  BLUE
GRAYRG02HCTAP54
BLUE LBM7TAP54

ORANGE ROM7TAP54
WHITEHWM7TAP54
GRAYRGM7TAP54

PURPLELPM7TAP54
YELLOWLYM7TAP54
BLACKKBM7TAP54
REDDRM7TAP54

6.1M+50
-30 mm

7M+50
-30 mm


