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®  Speciflication 12V System
MODEL aoion | 3ioA | oe1on | osten | ootem | oria | ontom | 10tem | t2iBA
Input Voltage (Vac) 100~-240 115 /230 £ 10% Auto Swilch
Input Frequency 50 / B0Hz
Owtput Current 24 | A | 4A | SA | BA | TA | 8A | 104 | 128
Output Equalizer Voltage 146Vdc & 02V
Output Float Voltage 13.7vVde + 02V
Batiery Application Lead Acid Batiery
Dimansions (L x W x H) mm ‘2"35?‘_5;'5 BB = B8 = 475
Weight 0.5 kgs 0.8 Kgs

®  Specification 24V System

MODEL AC0224A | AC082¢A | ACO424n | ACOS24A | ACOs24a | ACO724A
Input Voltage 100~ 240Vac 100V / 220Vac £ 10% Auto Switch
Input Frequency 50 / 60HzZ
Output Current 24 A | 4 ‘ 5A ‘ BA | 7A
Output Equalizer Voltage 20.2 Wde £ 0.2V
Output Float Voftage Z7avde £ 0.2V
Battery Application Lead Acid Battery
Dimensions (L x W x H) mm 120 = 1.6 37.4 186 = 88 = 475
Weight 0.5 kogs 0.8 Kps
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