Professionally approved products.

Datasheet

Mounting bracket for 32-40mm cylinder

RS Stock number 304-4340

* Reed Switches
euroKing & euroPac

The KW reed switch can be fitted to all of the
Euroking and Eurcpac cylinders incorporating
magnetic pistons. Al switches include LED,
suwrge suppression and a 2.5m flying lead.

A range of switch mounting brackets are
availabla to suit each type of cybnder

= Reedschalter
eurcKing & euroPac

Der KV-Reedschaller ist bei allen Euroking-
wund Eurgpaczylindern mit magnetischen
Kolben verwandbar. Alle Schalter umfassen
LED. Uberspannungsschutzschalter und
2.5 m Anschiubkabel.

Wir bieten eine Reihe won Schalter-
pelastigungsbigein an, passend zu jedem
Zylinder

* Reedschalter
* Reed switches

* Reed switch
Euroking & Euwropac

De KW reed switch s geschiki vooralle Euroking
an Europac cilinders mel magneatischa zuiger.
Alle  switches zijn inclusief LED,
piekspanningsbeveiliging en 2,6m
aansluitkabed,

KV biedt diverse bevestigingsbeugels
passend op eder type cilinder.

= Technical Details = Technische Angab = Technische details
Contact functon Kortaktfunktion Contact functie N O
Valtage ac/dc Spannung WS/IGS Voltage acidc 3-250v
Current @ 25°C Stromstarke bei 25 °C Ampérage @ 25°C 1A
Power (inductive) Leistung (indulkdiv) Vermogen {inductiaf) 15W
Power (resistive) Leistung (ahmsche) Wermogen {resstiaf) SowW
Ambiert ternp Umgebungstiemperatur Drmgevingstemperatuur =20 +85°C
CIin-teme Ein-Zeit Schakealtijd aan 1.2mS
CQf-tirne Aus-Zeit Schakeltijd it o 1mS
Electric Life Elekinsche Lebensdauer Electrische levensduur 107
Resistance Widerstand Wearstand 0.1
Shock rasistance StoBfestigkeit Schokbestendigheid 309
Insulation protection Schutzisclation lzclatie-bescherrming 1P 65

+ Installationsplan

+» Bedradingsschema
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