
233.54.100 100 psi 1/2 NPT lower mount
Pressure Gauge, size 100 Stainless Steel, crimped
Item number: 9832615

Quantity: 1 pcs.

Order code: 233.54.100-PG369Z-ND-UZZZ-ZZZ                     21       L1363AAZHZI0ZZ2Z
DIAL-UAZ1ZZZZZZ21-                                         
ZZZZ6ZZZZZLZZZZZZZZZZ21EPG369ZU1
LABEL-PG1DE-ZZZZZ

Overview: 233.54.100 100 psi 1/2 NPT lower mount
Measuring System 316L
+/- 1.0% ASME B40.100 Grade 1A
Window: laminated safety glass
adjustable pointer
Case filling fluid: glycerine
Pressure Gauge Standard: US-Standard
*WIKA®* Serial number *...*
*316 SS Tube and Connection*
Label: WIKA standard without / with Tag-number

Details: Pressure Gauge, size 100 Stainless Steel, crimped
or removable bezel (53 or 54)
Specifications according to data sheet: 23X.53 and 23X.54
Measuring system: stainless steel
Case: Removable bayonet ring case (version 54)
Scale range: 0...100 psi
Process connection: 1/2 NPT
Connector location: lower mount
Accuracy class: +/- 1.0% ASME B40.100 Grade 1A
Overpressure safe: standard
Case material: Stainless steel 1.4301
Case surface: bare case / polished ring
Material pressure element: Measuring System 316L
Case filling fluid: glycerine
Pointer: adjustable pointer
Window: laminated safety glass
Ingress protection: IP 65
Movement: stainless steel
Packaging: single packing
Dial description:
Pressure Gauge Standard: US-Standard
color for 1.scale (outside): black
dial background: White
*WIKA®*
serial number on dial: Serial number *...*
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