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1. CABLE: 28AWG,NON-UL,PAPER-FOIL,1P+2C,WHITE COLOR,00=23.0£0.15mm,PVC JACKET.
2. LENGTH: IM.
3, CONNECTORS: USB4P(AJM*IPCS(WHITE INSULATOR),IPHONE MALE*IPCC(SHELL NICKEL).
4, MOLD: ASSEMBLING Ipod TYPE.
5. CONTACTS
6. Test machine test condition.
A.100% OPEN,SHORT&INTERMITANCE TEST.
B.CONDUCTOR RESISTANCE: Johms MAX;
C.INSULATION RESISTANCE:5M Min/,10ms:
7. ALL MUST BE MEET ON ROHS COMPLIANT.
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