Connection Systems

Safety Wired Shorting Plug
DC & AC Micro Style

Specifications

Connector Insert Material PUR
Connector Shell Material RED PVC
Contact Material Brass, gold over nickel plating
O-Ring Material Fluorelastomer
Enclosure Type Rating IP 67, NEMA 6P
Operating Temperature—C (F) -20...105° (-13...221°)
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Features i GE_,
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* Shorting plug designed for use with safety-wired distribution D g
boxes T D
* PVC body offers good oil and chemical resistance (’I)
» Ratcheting coupling nut on 4-pin models for vibration resistance ~
Product Selection (B[
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Approximate Dimensions—mm (inches)
Dimensions are not intended to be used for installation purposes.

M12 x 1 Thread (4-pin)
1/2in UNF thread (6-pin)
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